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1 PARTS MUST COMPLY WITH AMP SOLDERABLITY SPEC
109—-11-3.

A CIRCUIT IDENTIFICATION CHARACTERS ARE
ADJACENT TO THE INDICATED CAVITIES, BUT

LOCATION AND ORIENTATION MAY DIFFER FROM
—— =~———0.76+0.13 [.030+.005] PRINT.

3 FLAMMABILITY UL V=0 FOR THICKNESS 0.4, 0.45, 0.8, 1.6,
AND 3.0 PER IEC 60695—11—-10.

HOUSING 4 GLOW WIRE FLAMMABILITY (GWFI): 960°C FOR THICKNESS 0.45, 0.8, 1.6,
5 AND 3.0 PER IEC 60695—2—12. D

5 GLOW WIRE IGNITION (GWIT): 825°C FOR THICKNESS 0.45, 800°C
FOR THICKNESS 0.8, /7/75°C FOR THICKNESS 1.6 AND 5.0 PER IEC 60695—2—13.
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