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Product Description : Micro-Lock Plus Female
Crimp Terminal, 2.00mm Pitch, Tin (Sn) Plating,

22-260 AWG, Reel
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Product Category : Crimp Terminals
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GADSL/IMDS Compliant with Exemption 44; 34
China RoHS @’
FUELV Compliant per 2000/53/EC
Low-Halogen Status Low-Halogen per IEC 61249-2-21
REACH SVHC Not Contained per D(2023)3788-DC
(14 Jun 2023)
EU RoHS Compliant per EU 2015/863
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>1)—=X 505572
Bkl Micro-Lock Plus Female Crimp
Terminal, 2.00mm Pitch, Tin (Sn)
Plating, 22-26 AWG, Reel
7= 3> Signal, Wire-to-Board, Wire-to-Wire
SO/ ST — Micro-Lock Connector System
B Micro-Lock Plus
UpPC 889056572521
BEX
|- AR BT DRKAE 3.0A
BE - &K 250V AC (RMS)/DC
FEmBIERE / B
M A FRk([ClE) 30
]l geglcs
ME - 2B Copper Alloy
MB - BREEBA v+ Tin
MB - #&iH A Y F Tin
[FRES 66.200/mg
ISy —OHRE Reel
BETEE/ A W FE 0.700um
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Crimp or Compression
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HEINE 0.90-1.50mm
BIET X (AWG) 22,24, 26
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AVSS 0.3, CAVUS 0.30, CIVUS 0.22
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2.00mm Pitch, Micro-Lock Plus Single

Row Receptacle Housings
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Hand Crimp Tool for Micro-Lock Plus
2.00mm Pitch Wire-to-Board
Receptacle Terminals, 22-26 AWG,
0.30mm? AVSS wires

2002180800

Hand Crimp Tool for Micro-Lock Plus
Receptacle Crimp Terminals,
0.22mm? CIVUS, 0.30mm? CAVUS,
and 0.30mm? AVSS wires
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FA2 Mechanical Feed Crimp
Applicator for Micro-Lock Plus
Terminals, 22-26 AWG, UL1061 and
0.30mm? AVSS Wire

2130690100

FA2 Pneumatic Feed Crimp
Applicator for Micro-Lock Plus Crimp
Terminals, 22-26 AWG, UL1061 and
0.30mm? AVSS Wire

2130690110
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S-1 Applicator for Micro-Lock Plus
Receptacle Terminal, 22-26 AWG

5781523700
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