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RS Professionally Approved Products bring to you professional 
quality parts across all product categories. Our product range has 
been tested by engineers and provides a comparable quality to the 
leading brands without paying a premium price. 

 

• 54pcs HSS tap and die 
set,DIN Standard 

• Tap and die sizes M3 
through to M20 

• Tap wrenches and die 
stocks included 

• Ideal for use with hand 
or power tools 

• Supplied in metal box 

 

FEATURES 

 



Tap & Die Set 

Page 2 of 2 Buy this product from https://uk.rs-online.com/ 

Internal 

 

 

Introducing the 54 piece HSS (high speed steel) tap and die set from our own brand RS PRO, a high 
quality and professional set ideal for a variety of DIY tasks. The combination of tap and die is perfect 
for tapping and thread cutting in a range of materials when used with a hand or power tool such as 
a tap wrench or power drill. The 54 piece set features a high speed steel construction for enhanced 
durability and resistance to corrosion.  

 

 

 

Model 668-1129 

Material  HSS 

Minimum Tap Size M3 

Maximum Tap Size M20 

Minimum Die Size M3 

Maximum Die Size M20 

Number of Pieces 54 

Set Contents 

DIN352 Hand Tap (Taper, Second, Bottom):  
M3-M4-M5-M6-M8-M10-M12-M14-M16-M18-M20; 
DIN Circular Dies:  
M3-M4-M5-M6-M8-M10-M12-M14-M16-M18-M20;  
Die Holders: 20x5,20x7,25x9,30x11,38x14,45x18mm 
Tap Wrench: No.1+3 
Pitch Gauge 
Screwdriver 

Application Construction, DIY, Plumbing, Workshops, Renovations 

 

 

Stock No. Brand Product 
Name 

Number of 
Pieces 

Material 

668-1122 RS PRO 44pcs HSS 
Tap & Die 
Set 

44pcs HSS 

226-8889 RS PRO 32pcs HSS 
Tap & Die 
Set 

32pcs HSS 

 

 

Product Description 

ATTRIBUTE 1 

General Specifications 

Similar Products 


