s" E KPGC-SN500PHB
n BOARD CAM 3.6MM 1/3
COLOUR 550 TVL

Specification

Total Pixels No. PAL : 537(H) x 597(V) 320K

Effective Pixels No. AL : 500(H) x 582(V) 270K

S/N Ratio More than 48dB

H. Resolution More than 380 TV Lines

Sensitivity 0.5Lux @F2.0

Image Device SONY 1/3

Scanning System 2:1 Interlace

Scanning Frequency (H) PAL : 15.625 KHz

Scanning Frequency (V) PAL : 50Hz

Sync System Internal

Gamma Correction =045

Video Output Composite 1Vp-p75 unbalanced

Electronic Shutter PAL:1/50~1/100,000sec Auto

Power Supply DC12V (710%) / Max 120mA

Power Consumption 140mA or less

Operating Temperature -107C ~+507C (Humidity : 10%RH ~ 60%RH)
Storage Temperature -207C ~+607C (Humidity : 10%RH ~ 60%RH)
Dimensions 30mm(W) x 30mm(H)

Option Audio, Mirror Mode
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