MARQUARDT

Product number

1550.1950

Product famiby

Switc hing func tion
MNumber of poles
Mechanical life endurance

Rocker switc hes

OM !/ OFF switch {SPST)
1-pole

SE4

Contact resistance (new <100 (1 A 12/ DC) mOhm

¢ ondition )
Insulation resistance (new

- ( = 100 (500 W DC)
condition)
Procf tracking 250 PTI
Temperature data
Connection side min. -20°C
Connection side max. 85°C
Actuation side min. 2D G
Actuation side max. 55°C
Glow wire test temperature 850 °C
Colors & material
Contact material Ag
Physical properties
Contact distance 23
Plug forc e of the terminals 80N
Operating force 3-3N

Protection type & approval marks

Connection IP 40
Actuator IP 40
Flammakbility LIL G400

EM 60335 cap. 30 conform "G"
Suitable for appliances of protection class |l

Approval marks EMNEC 15 ¢ ULus
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