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ENGLISH 
Datasheet  
IEC PFA Insulated Flat Pair Thermocouple Extension Cable 
Available in Thermocouple Types K & T 
 
 
 
 
 
 
 
 
 
 

  
 
 

 

 PFA Teflon® insulated flat pair  

 Single pair of PFA insulated conductors, laid flat with PFA jacket 

 Good mechanical strength and flexibility, resistant to oils, acids and other adverse fluids 

 Thermocouple types K & T 

 Multiple reel lengths available 

 Tolerance Class 1 for optimum accuracy 

 Insulation rating -75°C to 260°C  

 Colour code (cores & jacket) to IEC-584-3 

 

T/C Conductors Cores    Jacket  Reel Length Allied code RS order code 
Type 
T 1/0.3mm +Brown/-White Brown  25 metres 70657191 827-5971 
T 1/0.3mm +Brown/-White Brown  50 metres 70657192 827-5974 
 
K 1/0.508mm +Green/-White Green  10 metres    2154912 
K 1/0.508mm +Green/-White Green  25 metres 70657190 827-5968 
K 1/0.508mm +Green/-White Green  50 metres 70657188 827-5962 
K 1/0.508mm +Green/-White Green  100 metres    2154914 
 
T 1/0.508mm +Brown/-White Brown  25 metres 70657193 827-5978 
T 1/0.508mm +Brown/-White Brown  50 metres 70657196 827-5987 
 
 
 


