Datasheet

RS PRO Metric Spur Gears in Moulded HOSTAFORM® 0.7
MOD, 20° P.A.

Stock number: 182-7898, 182-7899, 182-7900, 182-7901, 182-7902, 182-7903, 182-7904, 182-7905,
182-7906, 182-7908, 182-7909, 182-7910, 182-7911, 182-7912, 182-7914, 182-7915, 182-7916, 182-
7917, 182-7918, 182-7919, 182-7920

= Standard tolerances, unless otherwise stated +0.25mm o e B |A
s All dimensionsinir | b
LG
= Moulded HOSTAFORM® C to DIN 3962/63/67 Crade . F
12 \ Moulded HOSTAFORM®

No. Pitch @ | Bore |Hub/Boss|Outside| O/A Face

RS Article no.

Teeth | B (H9) @D @A | Width F|Width G
1827898 12 8.4 3 6 9.8 15 6
1827809 14 9.8 3 6 11.2 15 6
1827900 15 105 3 6 11.9 15 6
1827901 16 11.2 4 9 12.6 15 6
1827902 18 126 4 9 14 15 6
1827903 20 14 4 9 15.4 15 6
1827904 24 16.8 4 9 18.2 15 6
1827905 25 175 6 9 18.9 15 6
1827906 28 19.6 6 9 21 15 6
1827908 30 21 6 12 22.4 15 6
1827909 32 22.4 6 12 238 15 6
1827910 35 245 6 15 25.9 15 6
1827911 36 25.2 6 15 26.6 15 6
1827912 40 28 6 15 29.4 15 6
1827914 45 315 6 18 32.9 15 6
1827915 48 33.6 8 18 35 15 6
1827916 50 35 8 18 36.4 15 6
1827917 60 42 8 18 43.4 15 6
1827918 70 49 8 18 50.4 15 6
1827919 80 56 10 21 57.4 15 6
1827920 100 70 10 21 71.4 15 6




