Printed Circuit Board Modular Jacks

Through-Hole Side Entry
Low Profile

Product Facts

m Meets or exceeds FCC Part 68 rules and regulations; REA PE-76; and UL 1863,
Communication Circuit Accessories

m Meets 1000 volt dielectric requirement

m Designed for direct mounting on pc boards

m Designed for ease of soldering and board cleaning

m Selectively gold plated contacts for lower cost

m All jacks are UL 94V-0 flame retardant polyester, standard color black, unless specified
otherwise

m Listed by Underwriters Laboratories Inc., File No. E81956 ®@

®
m Certified by Canadian Standards Association, File No. LR 7189 @

Specifications

Electrical:

Current Rating - 1.5 amp max. @ 25°C, derated to 0.2 amp max. @ 70°C ambient
Voltage Rating - 150 volts ac max.

Dielectric Withstanding Voltage - 1000 VAC, RMS, 60 Hz, 1 min.

Insulation Resistance - 500 megohms min.

Surge Test - to 1000 volts

Mechanical:

Pc Board Retention - will not dislodge from pc board when subjected to 1 Ib [4.4N] pull before
soldering and 10 Ibs [44N] pull after soldering

Durability - 750 mating cycles

Technical Documents

Application Specification
114-02048

Product Specification
108-01163
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