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A 7E HL 2

RS Article : 7770371
Mominal Voltage
Capacity

Charge

Typical
Minimum
Standard

Rapid
Trickle

Maximum Discharge Current
Discharge Cut-off Voltage

Cycle Life
Applicable
Temperature

Storage

Standard Charge
Rapid Charge
Discharge
Within one year
Within 3 months
Within 1 month

Relative Humidity Range

AAx 10

12.0v

1300 mAh/0.2 CmA

1200 mAh/0.2 CmA

0.1 CmA for 16 hrs.

1C for 1.2hrs.(approx.)

(With- V, Temp., Time charging control)
0.03 CmA ( 1 month )

1CmA

10.0v

500 cycles (condition as para 4-3)
0~+45°C

0~+40°C

-10~+60°C

-20°C~+35°C

-20°C~+45°C

-20°C~+55°C

65%+20%

Weight Approx. 210 g
g )
L
a -G
ITEM Name Spec. Quanity]
A |battery | TRV Yoooman 10
T4tion B |contact strip | X17%0.12 9
c contact strip 5%20%0,2 2
single cell
D |seelve PVCt GREENC23XS52mm) 10
E \ £ |plastic cosing |be destined 2
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