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LOW VOLTAGE TRANSFORMER
TYPE: SAFTEY ISOLATION
— 4 INPUT: 240V 50Hz
. @ OUTPUT: 24V
| RATING: 100VA CONTINUOUS
f T L OUTPUT SOCKET:  3PIN 16A BS4343
o © RATED [P44
f ENCLOSURE: MILD STEEL
@ © RATED IP22
~H < COLOUR: RAL 7032 (BEIGE)
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