Pliers and

Wrenches

GROOVELOCK WATER PUMP PLIERS WITH PROTOUCH™ GRIP

GrooveLock Pliers are designed with twice the number of groove positions of traditional groove joint pliers to deliver optimal hand
and jaw positioning - providing a superior grip. The specially engineered, all-purpose jaw grips round, hex, square and flat surfaces
for incredible versatility.
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1. ALL-PURPOSE JAW: 4

Grips onto flat, round, hex & square
work pieces to provide tremendous bite.

2. PRESS-N-SLIDE BUTTON:
Adjusts jaws 2X faster than traditional
aroove joint pliers.

3. MULTI-GROOVE
RATCHETING SYSTEM:
Has twice the groove positions than
other groove joint pliers, for precise
positioning on any type of work surface.

4. ANTI-PINCH NON-SLIP
PROTOUCH™ GRIPS:

Provide comfort, control and less hand fatigue.

Anti-Pinch

Design”™

GROOVELOCK WATER PUMP PLIERS WITH PROTOUCH™ GRIP

Item No. Description Jaw Capacity EAN Master Shelf
Pack Pack W

10507626 GVE GrooveLock PTG 6"/150mm 29mm 5706915076264

10507627 GVB GroovelLock PTG 8"/200mm 45mm 5706915076271 5

10507628 GV10 GrooveLock PTG 10"/250mm 5Tmm 5706915076288 25 ]

4835087 GV108 GrooveLock PTG 10"/250mm Smooth Jaw 5Tmm 0038548108629 25 5 W_
10507629 B6Y12 GrooveLock PTG 12"/300mm T0mm 5706915076295 % 5

2078116 GV16 GrooveLock PTG 16"/400mm 114mm 0038548088099 10 2 F—-
2078120 GV20 GrooveLock PTG 20"/310mm 152mm 0038548088105 ] 1

GROOVELOCK WATER PUMP PLIERS WITH THIN GRIP

Item No. Description Jaw Capacity Master Shelf
Pack Pack

10507630 GV6 GroovelLock TG 6"/150mm 29mm 5706915076301

10507631 GV8 GrooveLock TG 8°/200mm 45mm 5706915076318 5
10507632 B6V10 GrooveLock TG 10°/250mm 5Tmm 5706915076325 25 5
10507633 GV12 GrooveLock TG 12°/300mm 70mm 5706915076332 25 §

GROOVELOCK WATER PUMP PLIERS WITH PROTOUCH™ GRIP SET

Item No. Description Jaw Capacity EAN Master Shelf
Pack Pack

1840466 GrooveLock 2pc Set (GVB, GV10) 45mm, 57mm 5706918404668
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