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RS PRO 24pcs HSS Tap & 

Die Set 

RS Stock No.: 427-925   

 

 

 

 

 

 

 

 

 

 

 

 

 

 

RS Professionally Approved Products bring to you professional 
quality parts across all product categories. Our product range has 
been tested by engineers and provides a comparable quality to the 
leading brands without paying a premium price. 

• Durable and high 
performance tap and die 
set 

• Consist of 3/16“-1/4”-
5/16”-3/8”-7/16”-1/2” 
BSW taps and dies 

• Taps and dies are made 
from High Speed Steel 
(HSS). 

• Sutiable for hand and 
machine application 

• Supplied in plastic box 

 

FEATURES 
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24pcs HSS Tap & Die Set: 

• HSS ISO Taps and BS1127 Dies with high quality and good performance for cutting 
thread on holes and bars. 

• Ideal for general maintenance workshops and automotive applications.   

• The set is supplied complete in a sturdy plastic case with inlay for secure placement. 
 

 

 

 

Model 427-925 

Material  HSS 

Minimum Tap Size 13/16”BSW 

Maximum Tap Size 1/2” BSW 

Minimum Die Size 13/16” BSW 

Maximum Die Size 1/2” BSW 

Number of Pieces 24 

Set Contents 

Taper Taps: 3/16BSW, 1/4BSW, 5/16BSW, 3/8BSW, 7/16BSW, 1/2BSW;  

Bottom Taps: 3/16BSW, 1/4BSW, 5/16BSW, 3/8BSW, 7/16BSW, 1/2BSW;  
Round Split Dies: 3/16BSW(O/D13/16"x1/4”), 1/4BSW(O/D1"x3/8”), 
5/16BSW(O/D1"x3/8”),3/8BSW(O/D1 5/16"x7/16”),  
7/16BSW(O/D1 5/16"x7/16”), 1/2BSW(O/D1 1/2"x1/2”);  

Die Holders: O/D 13/16 in,  1 in, 1 5/16” & 1 1/2 in;  
Tap Wrench: M3 – M12; 
Screwdriver 

 

Product Description 
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General Specifications 


