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PORTABLE TOOLS TRANSFORMER
o o TYPE: ISOLATION TRANSFORMER
INPUT: 230V
QOUTPUT: 55-0-55V
0 CENTER TAP EARTHED
Q RATING: 5.0kVA INTERMITTENT
2.5kVA CONTINUOUS
THERMAL CUT-OUT: 15A
o o OUTPUT SOCKET: 2x16A 1x32A BSEN60309
RATED IP44
Ul ENCLOSURE: GRP
RATED IP55
COLOUR: YELLOW
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