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Ultra powerful magnetic handle

KEY FEATURES:
• 1,200 Lumens - 50 metre beam
• Runs up to 7 hours
• Compact
• Impact resistant to 1 metre
• Rechargeable lithium battery - 3.7V 4400mAh
• Strong swivel stand, that rotates 180°
• USB rechargeable
• Magnetic carry handle
• Battery charging + status indicator
• Supplied with: USB charging cable

Galaxy-1200
Rechargeable Robust Compact LED Work Light
The Galaxy 1200 is a compact rechargeable LED work light, with a powerful 1200 lumen light output. It has 
robust edge protection and is impact-resistant to 1 metre, easily withstanding knocks and bumps. Perfectly 
portable with a 180° folding carry handle/stand, with ultra powerful integrated magnets and a power bank 
that allows you to charge your mobile phone while you work.

180° Degree 
foldable 

bracket/stand

Optional tripod available:
SPTRIPOD1.7

LIGHT
OUTPUT

1,200
LUMENS

3hrs

HIGH

PRODUCT CODE: NSGALAXY1200

RECHARGEABLE

BATTERY

LITHIUM
491g

RUN TIMES

DIMENSIONS
168mm
x127mm 
x55mm

50
METRES

Beam

TIME 9HRS

CHARGING IP54 
RATING

600
LUMENS

5hrs

LOW

1,200
LUMENS

7hrs

FLASHING

25
METRES

50
METRES

NEW

AC Adaptor:
CH-USB-UK

EU Adaptor:
CH-USB-EU

12/24V Vehicle Charger:
CHIC3_7-LI-ION

Optional accessories:

Optional accessories:

USB Power 
bank facility to
charge your 
phone/tablet


