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DETAILS

Product Number
Family

Type

Color

Diameter
Height

Style

Optic Material
Holder Material
Fastening
Status

ROHS Comliant
Date Updated

PRODUCT DATASHEET

Jenny series
last update 10/7/2015

F14326_JENNY-8X1-T4
Jenny

Lens

clear

35+ 280 mm

17.02 mm

rectang

Silicone

pin, glue
ready

Yes
10/07/2015

OPTICAL PROPERTIES

Viewing Light Effi-
LED Angle Beam ciency  cd/lm Connector
CXA/B 15xx Asymmetric dedStreetligh... 94 % 0.480 -
LUXEON M sim: AsymmetriStreetligh... sim: 91 % sim: 0.000 -
MK-R sim: AsymmetriStreetligh... sim: 92 % sim: 0.000 -
XM-L EZW Asym deg Streetligh... 93 % 0.680 -
CLL02x/CLU024 Asym deg Streetligh... 93 % 0.460 -
Solerig P9 sim: AsymmetriStreetligh... sim: 92 % sim: 0.000 -
CXM-9 Asym deg Streetligh... 93 % 0.460 -
MX-6 sim: AsymmetriStreetligh... sim: 92 % sim: 0.000 -
XHP50 sim: AsymmetriStreetligh... sim: 92 % sim: 0.000 -
XHP70 sim: AsymmetriStreetligh... sim: 92 % sim: 0.000 -
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INDEX|PART NO|DESCRIPTION MATERIAL COLOUR
1 F14326 JENNY-8X1-T4 Optical grade silicon
e Ledil Oy
L . e e % e evticiy or ||| ||| Salorankatu 10
When thermal adhesive tape is used, recommended tape POSlt 10n pln products made of silicone actual mgaszr‘ed FIN 24240 SALO
thickness up to 0.3mm. When assembling led ensure correct izi:ﬁ:nggyvﬁzgs ;23 Egirs?ggpﬂgécﬂ Finland
position in relation to lens position pin hole. :
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Ledil F14326_JENNY-8X1-T4_(CXA1520)/ LDC (Linear)

Luminaire: Ledil F14326 JEMNMNY-8X1-T4 (CXA1520)
Lamps: 1 x CREE_CXA1520 (-30F-MN4-MOH-0001)_8238_32Im@250ma, CCT=3094K_P=67.68W _|=0.254
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Luminaire: Ledil FCM14875_JEMMNY T4 _(Cree_XML_EZW)
Lamps: 1 x Cree_XML_EZW_1069.408im@250ma._P=12VV_|=0.2504
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Luminaire: LEDIL Ow F14326 JEMNMNY-8X1-T4_(CLLUOZ24)

LEDIL Oy F14326_JENNY-8X1-T4_(CLU024)/ LDC (Linear)
Lamps: 1 x Citizen_CLU024 (CLUO024-1204B8-303M1.42)
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Luminaire: LEDIL Oy F14326_JENNY-8X1-T4_(CXM-9)

Lamps: 1 x Luminus_XMNOWA_CXM-9_7685 TBImMm@240mas,_P=65_904Vy_1=0_244
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Ledil F14326_JENNY-8X1-T4_(CXA1520)/ LDC (Polar)

Luminaire: Ledil F14326_JENNY-8X1-T4_(CXA1520)
Lamps: 1 x CREE_CXA1520_(-30F-N4-NOH-0001)_8238.32Im@250mA_CCT=3094K_P=67.68W _|=0.25A
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Luminaire: Ledil FCN14875_JENNY-T4_(Cree_XML_EZW)
Lamps: 1 x Cree XML_EZW_1069.408Im@250mA_P=12W _|=0.250A
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LEDIL Oy F14326_JENNY-8X1-T4_(CLU024) / LDC (Polar)

Luminaire: LEDIL Oy F14326_JENMY-8X1-T4_{CLU024)
Lamps: 1 x Citizen_CLU024_(CLU0D24-1204B8-303M1A2)
_7482.032Im@250mA_CCT=324TK_P=66.50736W _|=0.2499A
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Luminaire: LEDIL Oy F14326_JENNY-8X1-T4_(CXM-9)
Lamps: 1 x Luminus_X¥NOVA_CXM-9 7685 76lm@240mA_P=65.904W [=0.24A
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NOTE: The typical divergence will be changed by different color, chip size and chip position
tolerance. The typical total divergence is the full angle measured where the luminous intensity
is half of the peak value.

GENERAL INFORMATION

- Product series especially designed & optimized for series of LEDs.
- Special care taken to make light distribution as uniform as possible.

Note! Due to use of high power COB's with this product, special attention to proper thermal design is highly
recommended. LEDIL has no liability for direct, indirect or consecutive damages arising from the LEDIL
products being used outside of the recommended temperature range.



