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Datasheet  

Stock No. 123-1803 

Pocket Digital Multimeter 
 

 
 

SPECIFICATIONS 

● 3400 counts, bar graph display 

● Auto ranging        ● Auto power off 

● Overload protections 

● Safety: EN61010-1, CAT III 300V, CAT II 600V, CE , UL approved. 

● Dimensions: 125mm (H) x 60mm (W) x 24mm (D) 

● Weight: Approx. 110g 

● DC Volts: 340mV, 3.4V, 34V, 340V, 600V ± 2% 

● AC Volts: 3.4V, 34V, 340V, 600V ± 4% (50 - 60Hz) 

● Resistance: 340, 3.4k, 34k, 340k, 3.4M, 34M± 2% 

● Diode Test          ● Continuity Test          ● DATA Hold 

● Resolution: 0.1mV, 0.1 
 


