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HX5R Rechargeable Compact Flashlight 

 

Performance: 

Lumen Output on High: 340 lumens, run-time 1:30 hours Beam distance 178 meters 

Lumen Output on Low: 75 lumens, run-time 4:15 hours Beam distance 80 meters 

LED: XP-G2 

 

Modes:  

1. First press = 100% output (340 lumens) 

2. Second press = low output (75 lumens) 

3. Double-press = strobe 



Key Features:  

• Pure-Beam optic with slide focusing 

• Coast 25 mm optic 

• Power Source: Rechargeable battery supplied with the light and it will also operate using              

a standard CR123 battery as a 2nd back-up option. 

• Battery: The rechargeable battery is a 16340 650mAh rechargeable battery that is replaceable. 

This battery is built into a cassette to prevent attempted charging of a standard CR123 battery 

for safety.  

• Charging Method:  This light has a built-in male-USB connector located under the tail cap. To 

charge the light plug the USB connector into any USB power source.   

• The USB connector has short circuit protection to protect the device it is plugged into.  

• Charging Indicator: There are two LED’s in the end cap next to the USB connector. One glows 

red while charging and the green led lights up when the light is fully charged.   

• Extension charging cord it included 61 mm/ 24 inches in length 

• Lanyard hole 

• Weight is 3.40 oz 

• OD diameter of bezel is 28 mm 

• Diameter of battery housing is 24 mm 

• Length is 124 mm with lens focused in flood mode. 127 mm in spot mode.   

• The battery housing is knurled bands to provide a nice grip 

• Red ring on tail cap 

• Reversible pocket/hat clip 

 

 


