
18V Portable Band
Saw LXT

DPB182Z
DPB182 is a compact cordless portable band saw. The
design allows for excellent manoeuvrability in horizontal
and overhead applications.

TECHNICAL SPECIFICATIONS

Battery Type Lithium-ion
Body only machine ✓
Voltage 18 v
Capacity (Round Pipe) 64 mm
Capacity (Square Pipe) 64x64 mm
Blade Length 835 mm
Blade Width 13 mm
Noise sound pressure 79 dB(A)
Noise K factor 3 dB(A)
Blade Speed 0 - 3.2 m/sec
Vibration K factor 1.5 m/sec²
Vibration no load 2.5 m/sec²
Net weight 3.8 - 4.1 kg

Link to product - www.makitauk.com

USER BENEFITS

• Stable cutting with highly rigid aluminium structure
• Easy blade track adjustment simply by turning the

screw
• Ideal for cutting conduit, copper pipe, threaded rod,

angle iron and channel
• Compact and lightweight design
• Tool-less blade change.
• Easy to Grip handle with anti-slip elastomer surface
• LED job light
• Wheel cover encloses the blade outside the cutting

area making the saw suitable for one-handed
operation

• Equipped with Battery protection circuit: designed to
protect the battery from damages due to
overdischarge, high temperature or overload current.
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RELATED PRODUCTS (Recommended Retail Price incl. VAT)
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