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MATERIAL:

SHELL & CONTACTS: COPPER ALLOY.
HOUSING: UL 94V—-0 RATED, THERMOPLASTIC, BLACK.

PLATING:
CONTACTS: 0.076u4m MINIMUM GOLD OVER 0.76um MINIMUM
PALLADIUM—NICKEL ON MATING AREA,
3.8um MINIMUM MATTE TIN ON SOLDER TAILS.

BOTH OVER 1.27um MINIMUM NICKEL.
CONTACT ALTERNATE PLATING: 0.76um MIN GOLD ON MATING
AREA, 3.8um MIN MATTE TIN ON SOLDER TAILS, BOTH
OVER 1.27um MIN NICKEL.
SHELL: 2.0~5.0um MINIMUM TIN.
DATUM AND BASIC DIMENSIONS ESTABLISHED BY CUSTOMER.
RECOMMENDED PC BOARD THICKNESS OF 1.57.

PLATING:

CONTACTS: 0.76um MINIMUM GOLD ON MATING AREA,
3.8um MINIMUM MATTE TIN ON SOLDER TAILS,

BOTH OVER 1.27um MINIMUM NICKEL.

SHELL: 2.0~5.0um MINIMUM TIN.

PLATING:

CONTACTS: 0.38um MINIMUM GOLD ON MATING AREA,
3.8um MINIMUM MATTE TIN ON SOLDER TAILS,

BOTH OVER 1.27um MINIMUM NICKEL.

SHELL: 2.0~5.0um MINIMUM TIN.

RECCMMEND:

MATING FORCE: 35N MAX.

UNMATING FORCE: 13N MIN,

RECOMMENDED MATING PLUG SHOULD MEET USB2.0
STANDARD.

N NO BLACK 292304—5
/2\ NO BLACK 292304—4
2N YES BLACK 292304—3
/2\ YES NATURAL 292304—2
/A NO BLACK 292304— 1
PLATING HIGH TEMPERATURE HOUSING PART
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DIMENSIONS!
OTHERWISE SPECIFIED:

23FEBO4 Elsctronics Shanghai, P.R.China, 200233
23FEEC4  [NAME

RECEPTACLE ASSEMBLY, RIGHT ANGLE,
4 POSITION, THRU—-HOLE, TYPE B
UNIVERSAL SERIAL BUS, LEAD FREE VERSION

[MATERTAL

A [FeroRT - Az 00779 [G=292304
CUSTOMER DRAWING s P 1" [ B

AR TATI8 RV IO/RY e PASR T TS T TR STMRR L NST) e

25—MAR—987:51:58 FBOO107%home/ssrv026d/dsk04 /dept4023/amp34723/edmmod

292304

o |



