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connection mode [ = ‘ - @ picofast® @ picofast®
electrical version DC DC DC : DC
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] pnp — ’ npn m | pnp BK npn ;@;‘
position of active face | | (1] - 11" HER
Supply voltage ™ 10...30 VDC 10...30 VDC 10...30 VDC 10...30 VDC
Ripple Wep %] <10 <10 <10 <10
No load current [mA] <20 <20 <20 <20
Output NO NO NO NO
pnp npn ; pnp npn
Continuous foad current [mA] < 200 < 200 <200 <200
Peak current [A] - - - -
Leakage current [mA] - - - -
Voltage drop (at 1) M £18 <18 <18 <18
Reverse polarity protection ) [] ] ®
Wire-breakage protection . . ® °®
Short-circuit protection ° ) ° [
Overload trip point [mA] 2220 > 220 2220 > 220
Time delay before availability [ms] <5 <5 <5 <5
Switching frequency [Hz} ‘ 1000 1000 1000 1000
Switching hysteresis [mm]) <1 <1 <1 <1
Qvertravel speed [m/s] 10 10 10 10
Temperature drift fmm] <0,1 < 0,1 <01 <0,1
Repeat accuracy [m] <0,1 <01 <0,1 <0,1
Housing material ‘ GD-Zn GD-Zn GD-Zn GD-Zn
Material active face PA12-GF30 PA12-GF30 PA12-GF30 PA12-GF30
Protection class (DIN 40 050) P67 P 67 P 67 P 67
Temperature range °C] -25...+70 -25...+70 -25...+70 -25...470
Integral cable / connector [mm3] LifYY 3 x 0,25 LifYY 3x 0,25 picofast® * picofast® *
Output indication LED yellow yellow yellow yetiow '
Power-on indication LED ‘ - - - - ’
(see page 6) ’
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(* see plug-in connectors page 38-41})
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Mounting of sensors series KST

e with mounting accessories KST-...

‘ Mounting accessories are supplied
with the sensor

| KST-SE

' KST-MG

KST-SB...

Strap-!oékﬁ(S?S? S

Material: zinc die-cast
Ident-No. 46 736

Metal-housing, KST-MG
Material: zinc die-cast
Ident-No. 46 735

Retaining strap, KST-SB170
Material: stainless steel
dent-No. 46 737

Retaining strap, KST-SB335

Material: stainless steel
ldent-No. 46 738
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