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VLT FC51 - Inverter Drives

The VLT Micro Drive is a general purpose drive that can control AC motors up to 22  kW.
It’s a small drive with maximum strength and reliability.

Inverter Drives With Filter - 1-Phase - 200-240V

Stock-No. Danfoss MPN Power Rate Frame Size
891-8877 132F0001 0.18 kW M1
891-8886 132F0002 0.37 kW M1
891-8889 132F0003 0.75 kW M1
891-8883 132F0005 1.5 kW M2
891-8892 132F0007 2.2 kW M3

Inverter Drives With Filter - 3-Phase - 200-240V

Stock-No. Danfoss MPN Power Rate Frame Size
891-8855 132F0008 0.25 kW M1
891-8864 132F0009 0.37 kW M1
891-8867 132F0010 0.75 kW M1
891-8861 132F0012 1.5 kW M2
891-8870 132F0014 2.2 kW M3
891-8873 132F0016 3.7 kW M3

Inverter Drives With Filter - 3-Phase - 380-480V

Stock-No. Danfoss MPN Power Rate Frame Size
891-8811 132F0017 0.37 kW M1
891-8820 132F0018 0.75 kW M1
891-8823 132F0020 1.5 kW M2
891-8827 132F0022 2.2 kW M2
891-8836 132F0024 3.0 kW M3
891-8839 132F0026 4.0 kW M3
891-8833 132F0028 5.5 kW M3
891-8842 132F0030 7.5 kW M3
891-8845 132F0058 11 kW M4
891-8849 132F0059 15 kW M4
891-8858 132F0060 18.5 kW M5
891-8851 132F0061 22 kW M5

Accessories

Stock-No. Danfoss MPN Description
891-8915 132B0100 LCP 11 Control Panel w/o potentiometer
891-8918 132B0101 LCP 12 Control Panel with potentiometer
891-8912 132B0102 LCP Remote Mounting Kit with 3m Cable
891-8895 132B0103 Nema 1 Conversion Kit Frame M1
891-8899 132B0104 Nema 1 Conversion Kit Frame M2
891-8909 132B0105 Nema 1 Conversion Kit Frame M3
891-8902 132B0120 Nema 1 Conversion Kit Frame M4
891-8906 132B0121 Nema 1 Conversion Kit Frame M5
891-8921 132B0106 Decoupling Plate Mounting Kit Frame M1/M2
891-8924 132B0107 Decoupling Plate Mounting Kit Frame M3
891-8928 132B0122 Decoupling Plate Mounting Kit Frame M4/M5
891-8930 132B0108 IP21 Kit for M1 Frame
891-8934 132B0109 IP21 Kit for M2 Frame
891-8943 132B0110 IP21 Kit for M3 Frame
891-8937 132B0111 DIN Rail Mounting Kit for Frame M1/M2


