‘ Capacitors

Material: Housing made of thermoplastic resin
Connection line: Multi-lead

PVC cable 0.5 mm? with brass lead tips
Approval: VDE according to DIN EN 60252
(VDE 0560/8)

Calculated life time:

400 V; -25 to +85°C; 30,000 hrs; class A

450 V; -25 to +85°C; 10,000 hrs; class B

02100-4-7320 1.0 pF 25-28 580 235.0
99282-4-7320 1.5 pF 25-28 580 235.0
99283-4-7320 2.0 yF 25-28 580 235.0
02103-4-7320 2.5 pF 25-28 700 235.0
68462-4-7320 3.0 pF 25-28 700 235.0
99284-4-7320 4.0 pF 28-32 580 235.0
02101-4-7320 5.0 pF 30-36 700 235.0
99285-4-7320 6.0 pF 30-36 700 235.0
66788-4-7320 7.0 pF 30-36 720 100.0
99286-4-7320 8.0 pF 35-40 720 235.0
99287-4-7320 10.0 pF 35-40 720 200.0
66786-4-7320 12.0 pF 40.0 720 100.0
30457-4-7320 14.0 pF 40-45 92.0 150.0
50090-4-7320 16.0 pF 35-40 95.0 100.0
90034-4-7320 20.0 yF 40.0 95.0 235.0
90025-4-7320 25.0 pF 40.0 120.0 235.0
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