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RS Stock No. 449-9628 

Material: High carbon steel (k-7) for feeler gauge blades, medium carbon steel (s-1045c) for holder, low 
carbon steel  screws, plastic screw lock. 
  
Finish: Nickel plated for steel holder and nature colour feeler gauge blades. 
  
Hardness: Heat treated to hrc: 30 degree +-5 degree (feeler gauge blades). 
  
Contents: 
10 piece standard 4in (100mm) metric gauge blades with steel holders. 
            
size: 0.05, 0.10, 0.15, 0.20, 0.30, 0.40, 0.50, 0.60, 0.70 and 0.80mm 

RS, Professionally Approved Products, gives you professional quality parts across all products categories. Our range has
been testified by engineers as giving comparable quality to that of the leading brands without paying a premium price.
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