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Filter cartridges
Accessories

Filter cartridges, D series, 

metal design

LFP MS4/D-…-LFM, LFMAP, LFMBP MS4/D-…-LFX, LFACP

Ordering data

Size Filter cartridge Grade of filtration Part No. Type

[μm]

Micro Filter cartridge 5 526818 LFP-D-MICRO-5M

Mini Micro-filter cartridge 0.01 162674 MS4/D-MINI-LFM-A1)

Fine-filter cartridge 1 162677 MS4/D-MINI-LFM-B1)

Filter cartridge (colour: blue) 5 159640 LFP-D-MINI-5M

Filter cartridge (colour: white) 40 363665 LFP-D-MINI-40M2)

Activated carbon filter cartridge – 532912 MS4/D-MINI-LFX

Midi Micro-filter cartridge 0.01 162675 LFMAP-D-MIDI1)

Fine-filter cartridge 1 162678 LFMBP-D-MIDI1)

Filter cartridge (colour: blue) 5 159594 LFP-D-MIDI-5M1)

Filter cartridge (colour: white) 40 363667 LFP-D-MIDI-40M2)

Activated carbon filter cartridge – 532788 LFACP-MIDI

Maxi Micro-filter cartridge 0.01 162676 LFMAP-D-MAXI1)

Fine-filter cartridge 1 162679 LFMBP-D-MAXI1)

Filter cartridge (colour: blue) 5 159641 LFP-D-MAXI-5M

Filter cartridge (colour: white) 40 363664 LFP-D-MAXI-40M2)

Activated carbon filter cartridge – 532789 LFACP-MAXI

1) Free of copper and PTFE

2) RoHS-compliant
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Filter cartridges
Accessories

Filter cartridges, D series, 

polymer design

Ordering data

Size Filter cartridge Grade of filtration Materials information for filter CRC1) Part No. Type

[μm]

Mini Filter cartridge 5 PE 2 547957 LFP-DB-MINI-5M

Filter cartridge 40 PE 2 534502 MS4-LFP-E

1) Corrosion resistance class 2 according to Festo standard 940 070 

Components subject to moderate corrosion stress. Externally visible parts with primarily decorative surface requirements which are in direct contact with a normal industrial environment or media such as coolants or

lubricating agents.
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Filter cartridges
Accessories

Filter cartridges, MS4/MS6 series

MS…-LFM MS…-LFP MS…-LFX

Ordering data

Size Filter cartridge Grade of filtration Materials information for filter CRC1) Part No. Type

[μm]

MS4 Micro-filter cartridge 0.01 – – 162674 MS4/D-MINI-LFM-A2)

Fine-filter cartridge 1 – – 162677 MS4/D-MINI-LFM-B2)

Filter cartridge (colour: blue) 5 PE 2 534501 MS4-LFP-C

Filter cartridge (colour: white) 40 PE 2 534502 MS4-LFP-E

Activated carbon filter cartridge – Active carbon – 532912 MS4/D-MINI-LFX

MS6 Micro-filter cartridge 0.01 – – 532909 MS6-LFM-A

Fine-filter cartridge 1 – – 532910 MS6-LFM-B

Filter cartridge (colour: blue) 5 PE 2 534499 MS6-LFP-C

Filter cartridge (colour: white) 40 PE 2 534500 MS6-LFP-E

Activated carbon filter cartridge – Active carbon – 532911 MS6-LFX

High flow rate HF

MS6 Micro-filter cartridge 0.01 Borosilicate fibre 2 552093 MS6-LFM-A-HF2)

Fine-filter cartridge 1 Borosilicate fibre 2 552092 MS6-LFM-B-HF2)

Activated carbon filter cartridge – Active carbon 2 552094 MS6-LFX-HF2)

Range of application HP, suitable for sealing air and cleaning air

MS6 Micro-filter cartridge 0.01 Borosilicate fibre 2 547922 MS6-LFM-AI2)3)

Fine-filter cartridge 1 Borosilicate fibre 2 547923 MS6-LFM-BI2)3)

Activated carbon filter cartridge – Active carbon 2 547925 MS6-LFX-AKI2)3)

1) Corrosion resistance class 2 according to Festo standard 940 070 

Components subject to moderate corrosion stress. Externally visible parts with primarily decorative surface requirements which are in direct contact with a normal industrial environment or media such as coolants or

lubricating agents.

2) Free of copper and PTFE

3) RoHS-compliant
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Filter cartridges
Accessories

Filter cartridges, MS9 series

MS9-LFM MS9-LFX

Ordering data

Size Filter cartridge Grade of filtration Materials information for filter CRC1) Part No. Type

[μm]

MS9 Micro-filter cartridge 0.01 Borosilicate fibre 2 553036 MS9-LFM-A2)

Fine-filter cartridge 1 Borosilicate fibre 2 553037 MS9-LFM-B2)

Filter cartridge 5 PE 2 570309 MS9-LFP-C3)

Filter cartridge 40 PE 2 570310 MS9-LFP-E3)

Activated carbon filter cartridge – Active carbon 2 552946 MS9-LFX2)

High flow rate HF

MS9 Micro-filter cartridge 0.01 Borosilicate fibre 2 552944 MS9-LFM-A-HF2)

Fine-filter cartridge 1 Borosilicate fibre 2 552945 MS9-LFM-B-HF2)

1) Corrosion resistance class 2 according to Festo standard 940 070 

Components subject to moderate corrosion stress. Externally visible parts with primarily decorative surface requirements which are in direct contact with a normal industrial environment or media such as coolants or

lubricating agents.

2) Free of copper and PTFE

3) RoHS-compliant



Festo - Your Partner in Automation

www.festo.com

Connect with us

www.festo.com/socialmedia

1 Festo Inc. 2 Festo Pneumatic 3 Festo Corporation 4 Regional Service Center

5300 Explorer Drive
Mississauga, ON L4W 5G4
Canada

Av. Ceylán 3,
Col. Tequesquináhuac
54020 Tlalnepantla, 
Estado de México

1377 Motor Parkway
Suite 310
Islandia, NY 11749

7777 Columbia Road
Mason, OH 45040

Festo Customer Interaction Center
Tel:     1 877 463 3786
Fax:    1 877 393 3786
Email: customer.service.ca@festo.com

Multinational Contact Center
01 800 337 8669

ventas.mexico@festo.com

Festo Customer Interaction Center
1 800 993 3786
1 800 963 3786

customer.service.us@festo.com

Su
bj

ec
t t

o 
ch

an
ge


	Filter cartridges
	Filter cartridges, D series, metal design
	Filter cartridges, D series, polymer design
	Filter cartridges, MS4/MS6 series
	Filter cartridges, MS9 series


