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More Types of Labels More Brains
* Colored continuous tapes for equipment  « Drop Lock & Go™ Smart Cartridges™
I D P E RTT"" ID and safety warnings « Pre-calibrated to orient the label correctly
* PermaSleeve™ Wire Marker Sleeves « Print stand-alone or from a PC (with
« Self-Laminating wire & cable markers optional Brady LabelMark™ software
HANDHELD LABELER + Terminal Block and patch panel markers = Memory to store frequently used set-ups
= Face Plate & Outlgt markprs _ Prints Clean & Fast
* (General-purpose industrial die-cut labels e of dot-matrix printers will benefit
More Sizes from crisp, non-smearing thermal transfer print
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o « Prints from .06" up to 1.25" characters on quality, faster print speed and more

- label stock up to 1.5" wide text-editing and symbols capabilities

= More Symbols Less Waste o ‘

-3 « Code 39 and 128 bar codes * Edge-to-edge printing on continuous tapes so
= « 82 Symbols including electrical you don’t pay for unused label material

g voice/data, safety & protection, warning, * Die-cut labels are pre-cut to the size you need
W ’ ' '

and machine & operational « Runs on 6 AAs or optional AC power supply
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Catalog No. Description =i
XPERT-ABC Printer*(ABC Layout)

XPERT-HC-ABC  Hard Case for ABC Layout

XPERT-KEY Printer*(KEYBOARD Layout)

XPERT-CONT Continuous Only Printer

XPERT-HC-KEY  Hard Case for KEYBOARD Layout

XPERT-AC AC Adapter

LABXPERT-SER-USB  Serial-to-USB adapter for PC cable

PCCABLE-1 Spare PC Cable for Upgrades Only

PCK-4 Cleaning Kit

LM5STDE LabelMark™5 Software (single user)

XPERT-ABC-KIT-LM _ Printer* (ABG Layout) and LabelMark™5 Standard Software Kit
XPERT-KEY-KIT-LM _ Printer” (Keyboard Layout) and LabelMark™5 Standard Software Kit
* Printer ships with: Hard Case, 1.5° Continuous Sample Roll Tape, PC cable, Product CD
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Facility & Safety Labels ©  X0-375-499 Troll{contj 201 0375 9fdm  9505mm  BKonWT
This indoor/5 year outdoor vinyl is very (&  XC-500-499 1roll (cont) 20t 0.500 9.14m  12.700mm BK on WT
pliable and conforms well to smooth or ®  XC-750-499 Troll (cont) 20ft  0.750 914m  19.050mm  BKonWT
rouah surfaces such as pipes. walls (=  AC-1000-499 Trofl {cont) 20t 1.000 914m  24.400mm  BKonWT
v g s Aok ‘l’).p B ©  XC-750-580-WTBK Troli(cont) 30f 0750 914m  19.050mm  BKonWT
QOFS, ARG S, SheIVING, NS Ane @  XCT50560-0RBK Trof(cont) 30f 0750 9%dm 19050mm  BKon0 [
equipment. Excellent resistance to oils, ©  XC-750580YL-BK Trollcont) 30f 0750 9idm  19.050mm  BKon YL
detergents, dirt, grime and many @  XC-750580CL-BK {frofl(cont) 25f 0750 9.14m  19.050mm  BKonCL
solvents. @  XC-750-580-WT-RD 1 roll (cont) 30fi.  0.750 914m  19.050mm  WHon RD
: , . @  XC-750-580-GN-WT 1 roll(cont) 30f.  0.750 914m  19.050mm  WHonGN
* B-500InuoorOhiksoar iyl faterial XC-750-580-BL-WT 1ol (cont) 30 0.750 914m  19.050mm  WHonBL
* Permanent adhesive, good for rough ~— @ XC-750-580-R0-WT  Troll(cont) 307t 0.750 9.14m  19.050mm  RDonWT
surfaces XC-500-580-WT-BK 1 roll (cont) 30  0.500 94m  1270mm  BKonWT
« Temp Range -40°F to 248°F & XC-1000-580-WT-BK 1 roll (cont) 307 1.000 914m  2540mm  BKonWT
(-40C to 120C) XC-1500-560-WT-BK 1 roll (cont)  30f.  1.500 914m  3810mm  BKonWT
~ & XC500-580-OR-BK 1roil(cont) 30f. 0500 914m  1270mm  BKonOR L
. > XC-1000-580-0R-BK 1 roll (cont) 30t  1.000 9i4m  2540mm  BKonOR
""l‘e: *T\S 0”' EBD“‘?'“Y 2c|m1'thE;5g85 &  XC-1500-580-0R-8K Troll(cont) 307 1500 o74m  3810mm  BKonOR
ma er!al "'{,{m & reg ace "";' o 5 @  XC-500580-YLBK 1rofi(cont) 30f 0500 914m  1270mm  BKonYL
material. When ordering afler s dale, ¢ XC-T00SBOYLAK Trol o) 0% 1000 9Tam Z5domm  BKan¥L
p 3?59 “’-B dce wi In the @  XC-1500-580-YL-BK 1rofi(cont) 30ft 1500 914m  36.10mm  BKonYL
Pl NEIMAEE @  XC-500580-CL-BK 1roll(cont) 30f. 0500 914m  1270mm _ BKonCL
For example: part number XC-1000-580-CL-BK 1 roll cont)  30f.  1.000 914m  2540mm  BKonCL
"XC-750-5680-WT-BK" would become XC-1500-580-CL-BK 1 roll (cont)  30f.  1.500 9.4m 3870mm  BKonCL
XC-750-595-WT-BK XC-500-580-RD-WT 1 roll (cont)  30f  0.500 914m  1270mm  WTonRD
& XC-1000-580-RD-WT 1 roll (cont) 30f. 1000 9i4m  25.40mm
i @  XC-1500-500-R0-WT 1roll (cont) 30fL  1.500 914m_d6.10mm
thagr::m @ ©  XC500-580GN-WT 1roll(cont) 30f. 0500 914m  12.70mm
I 1 @  XC-1000-580-GN-WT 1 roll (cont) 30f.  1.000 914m  25.40mm
[ TEXT1 (=  AC-1300-580-GN-WT Troll {cont) 30ft. 1500 9.14m  38.10mm
‘5’ { TEXT 2 (»)  KC-500-580-BL-WT 1ol (cont)  30ft.  0.500 914m  12.70mm
s | " @  XC-1000-580-BL-WT Trollcont) 30fi 1000 914m  25.40mm
(=)  AC-1500-580-BL-WT 1roll {cont) 30ft.  1.500 9.14m  38.10mm
(s)  XC-500-580-WT-RD 1roll {cont) 30ft. 0500 9.14m  12.70mm
@  XC-1000-580-WT-RD 1 roll (cont) 30 f.  1.000 914m  25.40mm
(@  XC-1500-580-WT-RD T1roll {cont) 30ft  1.500 914m  38.10m
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