
ENGLISH

Datasheet
Bright Annular Ringshank Nail 
500g 

Please view our full range listing below
RS Stock No             Size L x D (mm)       Approx Pack Count
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Self colour for internal use. Strong grip with good holding power. 
Offers high withdrawal resistance due to ring formation of shank.

1701622 20 x 2.00  950
3850325 25 x 2.00  715
1701623 30 x 2.36  420
3850347 40 x 2.65  286
3850353 50 x 2.65  220
3850375 65 x 3.35  127
3850381 75 x 3.75  77
3850397 100 x 5.00  33
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