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Product data sheet
Characteristics

ZCY22
limit switch lever ZCY - ceramic roller lever

Main
Range of product OsiSense XC
Series name Standard format
Product or component type Limit switch lever
Device short name ZCY
Product compatibility XCKT

XCKP
XCKD
XCMD

Associated head ZCE05
ZCE01

Movement of operating head Rotary
Type of operator Roller lever spring return ceramic
Tracks No track
Type of approach Lateral approach

Complementary
Switch actuation By any moving part
Positive opening With

Environment
Ambient air temperature for operation -25...70 °C
Ambient air temperature for storage -40...70 °C
Environmental characteristic Standard environment

Offer Sustainability
Sustainable offer status Green Premium product
RoHS (date code: YYWW) Compliant  - since  1001  -  Schneider Electric declaration of conformity

Schneider Electric declaration of conformity

REACh Reference not containing SVHC above the threshold

http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=880482&lang=en-us
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Reference not containing SVHC above the threshold

Product environmental profile Available

Product environmental

Product end of life instructions Need no specific recycling operations

End of life manual

Contractual warranty
Warranty period 18 months

http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=exportPdfReach&pid=880482&lang=en-us
http://download.schneider-electric.com/files?p_enDocType=Product+environmental&p_Doc_Ref=ENVPEP110612EN
http://download.schneider-electric.com/files?p_enDocType=End+of+life+manual&p_Doc_Ref=ENVEOLI110604EN

