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| RS Stock No. Dia.(mm) Overall Length{mm) Flute Length{mm)
213-887 1.0 34 12
213-900 1.1 36 14
213-310 1.2 38 16
213-893 13 38 16
213-376 1.4 40 18
213-871 15 40 18
213-859 16 43 20
213-433 1.7 43 20
213-865 1.8 46 22
213-972 19 46 22
2132-916 2.0 49 24
213-966 2.1 49 24
213-950 2.2 53 27
213-944 23 53 27
213-938 2.4 57 30
213-922 25 57 30
213-843 2.6 57 30
213-764 2.7 bl 33
213-758 28 bl 33
213-427 29 b1 33
213-411 30 bl 33
213-382 3.1 b5 36
213-405 3.2 65 36
213-308 33 b5 36
213-742 34 70 39
213-304 35 70 39
213-720 3.6 70 39
213-714 3.7 70 39
213-736 3.8 75 43
213-837 39 75 43
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