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Specifications:
Model HTD x 10
Nominal Voltage 12V

Typical 7000 mAh/0.2 CmA
Capacity Minimum 6500 mAh/0.2 CmA
Charge Standard 0.1 CmA for 16 hrs.
3 A for 3.6 hrs.(approx.)
Rapid (With-AV, Temp., Time charging
control)
Trickle 0.03CmA (1 month)

Maximum Discharge Current

2 CmA (Continuous)

Discharge Cut-off Voltage 100V
Standard Charge 0~+70C
Applicable | Rapid Charge 0~+507TC
Temperature | Discharge -10~+70°C
Within one year -20C~+35C
Storage Within 3 months -200C~+457C
Within 1 month -200C~+557C
Relative Humidity Range 65%+20%

Weight

Approx. 1.4 Kg
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	RS 12V Pro 可充电电池组、 7Ah

