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 MATERIALS AND FINISH
      HOUSING: PA 6-6, UL 94-V0, COLOR GREEN.
      CLAMP: BRASS, NICKEL PLATED.
      DOUBLE SIDE CONTACT SPRING : PHOSPHOR BRONZE, TIN PLATED.
      CLAMPING SCREW: M3, BRASS, NICKEL PLATED.

  2   WIRE SIZE RANGE:
    12 - 30 AWG

  NOT CUMULATIVE TOLERANCE.
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