
Single-disc machines
BDS 33/180 C Adv

Single disc machine for light cleaning and maintenance in small and medium-sized areas. Especially easy to
handle.

Equipment:
• Mains operation
• Tank, optional 8 l

Order no.: 1.291-220.0

Technical data
Working width (mm) 330

Working height (mm) 90

Input power (W) 700

Motor rating, additional -

Brush speed rpm 180

Sound pressure level (db(A)) 63

Frequency Hz 50

Voltage (V) 220-240

Weight (kg) 31

Dimensions (L x W x H) (mm) 500x356x1180



Details

Description
The BDS 33/180 C Adv single disc machine is perfectly balanced with two robust aluminium bars. The
machine allows convenient cleaning of both hard surfaces and textile coverings. Thanks to its light weight
and a working width of 330 mm, the machine is particularly suitable for carpets and small areas. The wide
handle enables easy and convenient handling, even for inexperienced users. The tank (available
separately) can be easily removed for filling.

Features & Benefits
Storage hooks for accessories
Secure storage, even during transport

Brush, second brush or accessories can be kept on the hook

Wide, ergonomic handle
Allows good pace

Low-fatigue operation

Handle can be completely folded down
Compact dimensions – ideal for transport, for example, in a car

Machine requires significantly less space for storage

Cable stub and 15 m extension cable
Extension cable available everywhere and very easy to replace

No repair on device necessary (low service costs)

15 m cable included

Small diameter
Ideal for smaller facilities

Very easy to use

Extensive range of accessories
Accessories tailored to the application case, e.g. tank, brushes in different degrees of hardness, pad drive
board, different pads, microfibre pad, diamond pads, etc.

Systematic cleaning: ideal accessories for every application

Whisper quiet
Can also be used in noise-sensitive areas (e.g. hotel, hospital or office)

Very low pressure
For cleaning under furniture and radiators

Tank on the motor casing (option)
Central weight distribution, resulting in increased contact pressure while also being light to carry

Very good accessibility, rapid removal with the handle. Can be filled at a water basin

With filling level display for continuous water level control

Two oval aluminium bars
Extremely robust and solid design

Excellent balance and quiet operation



Accessories

Disc Brushes for BD
Disc brush, soft, 340 mm
Order no. 6.369-892.0

Shampoo brush, 340 mm
Order no. 6.369-891.0

Disc brush, medium, 330 mm
Order no. 6.369-890.0

Disc brush, hard, 330 mm
Order no. 6.369-893.0

Microfibre pad
Microfibre pad
Excellent cleaning power. Cleans even pores of fine stonware tiles.
Order no. 6.369-908.0

Miscellaneous
Pump spray bottle 1 l
Order no. 6.394-409.0

Extension cable
Extension cable, 20 m, 3x1.5 mm². With splash-proof earthing pin plug, strain
relief and anti-kink sleeve.
Order no. 6.647-022.0

Filling hose
1,500-mm filling hose for easy device filling from a water tap. With universal
tapered fitting for all standard taps.
Order no. 6.680-124.0



Other attachment kits
Tank Adv
Easily removable tank for easy application of the cleaning fluid from the tank.
Capacity: 8 litres.
Order no. 2.642-495.0

Pad drive board
Pad driver plate, low-speed
Pad driver plate (low-speed) for cleaning with pads using machines up to 200
rpm. 335 mm diameter. With quick-change coupling and centre lock.
Order no. 6.369-894.0

Pads
Polishing pad, very soft
Very soft, without grain, for polishing.
Order no. 6.369-903.0

Polishing pad, soft
Soft, with light granulation for polishing floors.
Order no. 6.369-904.0

Pad, medium-soft, 330 mm
5 pads, medium-soft, red, 356 mm diameter. For cleaning all floors.
Order no. 6.369-905.0

Pad is medium-hard, 330 mm
5 pads, medium-hard, green, 330 mm diameter. For cleaning heavily soiled floors
and for deep cleaning.
Order no. 6.369-906.0

Pad, hard, 330 mm
5 pads, medium-hard, black, 330 mm diameter. For removing stubborn dirt and
basic cleaning.
Order no. 6.369-907.0


