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(2.44) ol 1 - BLUE GLASS FIBER REINFORCED PBT HOUSING AND COVER.
' (.078) BLACK GLASS FIBER REINFORCED POM HEAD.
: 2 - ENCLOSURE DOUBLE INSULATED TO IEC 536 CLASS II.
3 - MINIMUM OPERATING VELOCITY (Vmin) = 1.0 MM/S
] l MAXIMUM OPERATING VELOCITY (Vmax) = 2 M/S
MAXIMUM OPERATING FREQUENCY (Fmax) = 120 OPS/MIN
L"] 6 4 - FREE POSITION (FP), OPERATING POINT (OP), TOTAL TRAVEL (TT), AND
112" NPT CONDUIT (.629) PRETRAVEL (PT) ALL TO EN50047.
1790 5 - MAXIMUM TIGHTENING TORQUE FOR SCREWS
(1.22) FOR HEAD SCREWS : 0.2 Nm (1.7 in-Ibs)
COVER SCREWS : 0.5 Nm ( 4.4 in-lbs)
0 LEVER RETAINING SCREW (SIDE ROTARY) : 1 Nm (9 in-Ibs)
SNAP ACTION e Y TERMINAL SCREWS ( RECOMMENDED) : 0.8 Nm - 1.0 Nm (7-9 in-1bs)
CONTACTS @ Zb : 6 - RECOMMENDED WIRE SIZE : 18 AWG - 16 AWG ( 75mm’- 1.5mm2) SOLID
o2 18 AWG - 14 AWG (.75mm’- 2.5mm’) STRANDED
DESIGN UNITS: INCH DRAWN PM 17MAY05
TOLERANCES UNLESS NOTED: CHECK Honeywe“
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