
INS NYL BUTT SPLICE 8 LEN 1.85 DIA
2RD8

Extended Product Type 2RD8

Product ID 7TAI029860R0000

EAN 5415022255089

Catalog Description INS NYL BUTT SPLICE 8 LEN 1.85 DIA

Long Description
Nylon-Insulated Butt Splice, Length 1.69 Inches, Width .36 Inches, Maximum Insulation

Diameter .340, Wire Range #8, Color Red, Copper, Tin Plated

General Information

PRODUCT-DETAILS

Ordering
5415022255089EAN

786210894652UPC

Dimensions
0, mmProduct Net Length

Container Information
25 piecePackage Level 1 Units

2.8 in 
71 mm

Package Level 1 Width

2.3 in 
58 mm

Package Level 1 Height



3.3 in 
84 mm

Package Level 1 Depth /
Length

250 piecePackage Level 2 Units

6.25 in 
159 mm

Package Level 2 Width

3.75 in 
95 mm

Package Level 2 Height

12.5 in 
318 mm

Package Level 2 Depth /
Length

Additional Information
Sta-KonBrand / Label

RedColor

19771202Effective Date

CopperMaterial

0Number of Batteries

ELECTRICAL TERMINALProduct Name

Nylon Insulated Butt SpliceProduct Type

Nylon insulated splices meet or exceed the requirements of MIL-T-7928.
These splices are color-coded according to wire size.

Special Functions

UL E9809Standards

Electro -Tin PlatedSurface Finishing

105 °CTemperature Range

600 VVoltage Rating

Certificates and Declarations (Document Number)
2RD8Data Sheet, Technical

Information

2RD8Instructions and
Manuals

Classifications
EC001059 - Crimp splices for copper conductorETIM 6

EC001059 - Crimp splices for copper conductorETIM 7

39121449UNSPSC

Product Not in WEEE ScopeWEEE Category

4669 >> Wire or cable compression spliceIDEA Granular Category
Code (IGCC)

Low Voltage Products and Systems  → Installation Products  → Wire Management and Connectivity  → Compression & Mechanical
Connectors

Categories

22RD8



32RD8


