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IP68 Sealed USB-a connectIon SyStem
• Plastic shells
• Thread coupling
• Overmolded plug cordset: male sealed USB-A plug to standard USB-A plug
• Available cordset lengths: 2m and 5m. For other lengths, please contact us
• Rear mount Jam Nut receptacle with 50 mm flying lead + 5-way connector-
back termination. Panel gasket included
• Temperature range: -20°C  +80°C.
• Standard USB-A plug can be used with our USBFTV series connectors

cordset Male sealed UsB-a PlUG to standard UsB-a PlUG

Applications

Part nUMBers:
L = 2000±60mm [78.74±2.36] -P/N: UsBaF6a200
L = 5000±60mm [196.85±2.36] -P/N: UsBaF6a500

recePtacle FeMale UsB-a

n Embedded computers n Data Transfer n Numerical control machines

UsB-a FIeld 
Plastic shell - overmolded cordset

JWt connector – PItch 2.5MM
JWT 1 = USBA1 = RED (AWG 24) 
JWT 2 = USBA2 = WHITE (AWG 28)
JWT 3 = USBA3 = GREEN (AWG 28)
JWT 4 = USBA4 = BLACK (AWG 24)
JWT 5 = USBA Shield = YELLOW (AWG 24)

recePtacle caP

caP P/n: UsBaFc7

Panel drilling

recePtacle P/n: UsBaF7

COMPLIANT
ROHS
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UsB B Field
Plastic shell - overmolded cordset plug

IP68 Sealed USB-B connectIon SyStem
• Plastic shells
• Thread coupling
• Overmolded plug cordset: male sealed USB-B plug to standard USB-A plug
• Available cordset lengths: 1m and 2m• For other lengths please contact us
• Rear mount Jam Nut receptacle with 50mm flying lead + 5-way connector 
back termination. Panel gasket included
• Temperature range: -20°C +80°C

overMolded PlUG cordset: Male sealed UsB-B PlUG  standard UsB-a PlUG

Applications

USB 2.0 cable – PVC jacket

Part nUMBers:
 L = 1000±50mm [39.37±1.97] - P/N: UsBBF6100
 L = 2000±50mm [78.74±1.97] - P/N: UsBBF6200

recePtacle – FeMale UsB-B

JWt connector – PItch 2.5MM
JWT 1 = USB1 = RED (AWG 24) 
JWT 2 = USB2 = WHITE (AWG 28)
JWT 3 = USB3 = GREEN (AWG 28)
JWT 4 = USB4 = BLACK (AWG 24)
JWT 5 = USB Shield

caP P/n: UsBBFc7

n Embedded Computers n Data Transfer n Numerical Control Machine

recePtacle P/n:
USBBF7

COMPLIANT
ROHS
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UsB MInI B Field
IP68 Sealed mInI USB-B connectIon SyStem
• Plastic shells
• Thread coupling
• Overmolded plug cordset: male sealed Mini USB-B plug to open end
• Available cordset length: 2m and 5m. For other legnts, please contact us
• Rear mount Jam Nut receptacles with straight pcb and 90°C pcb back termi-
nations. Panel gasket is included
• Temperature range: -20°C +80°C

cordset Male sealed MInI UsB-B PlUG to oPen end

Applications

Part nUMBers:
L = 2000±50mm [78.77±1.97]  - P/N: UsBMInIBF6200oPen
L = 5000±50mm [196.85±1.97]  - P/N: UsBMInIBF6500oPen

PIn assIGnMents

  (Front view)

1 = RED (AWG 28)

2 = WHITE (AWG 28)

3 = GREEN (AWG 28)

4 = YELLOW (AWG 28)

5 = BLACK (AWG 28)

Shield = Drain

recePtacle – FeMale MInI UsB-B

n Embedded Computers n Data Transfer n Numerical Control Machine

caP P/n: UsBminiBFc7

straIGht PcB P/n: USBminiBF7pcB PcB 90° P/n: USBminiBF7pcB90 Front  vIeW

coMMent:
For 90° version, the distance from pcb edge is 2,5mm max

Panel drillingPcB layout
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Sealed (IP68) HdmI connectIon SyStem
• Plastic shells
• HDMI version: 1.3
• Latch coupling
• Overmolded plug cordest: male sealed HDMI plug to open end
• Available cordset length: 2m. For other lengths, please contact us
• Rear mount rectangular flange receptacle with 90°pcb back termination. Panel gasket      
  is included
• Temperature range: -20°C +80°C

cordset Male sealed hdMI PlUG to oPen end

Applications

Part nUMBers:
L = 2000±100mm [78.74±3.94] -P/N: hdMIF6200oPen

recePtacle – FeMale hdMI

n High Definition Video n  Rugged screen

hdMI FIeld 

PIn assIGnMents
 
1 = BROWN
2 = DRAIN
3 = WHITE
4 = RED
5 = DRAIN
6 = WHITE
7 = GREEN
8 = DRAIN
9 = WHITE
10 = BLUE
11 = DRAIN
12 = WHITE

13 = WHITE
14 = GRAY
15 = YELLOW
16 = ORANGE
17 = RED
18 = PURPLE
19 = PINK

P/n: hdMIF2PcB90

COMPLIANT
ROHS
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rJ45 FIeld 
Plastic shell - overmolded cordset

IP68 Sealed etHeRnet/RJ45 connectIon SyStem
• Plastic shells
• Thread coupling
• Overmolded plug cordset: male sealed RJ45 plug to open end
• Available cordset lengths: 2m and 10m. For other lengths, please consult us
• Rear mount jam nut receptacles with straight RJ45 and 90° RJ45 back
 terminations. Panel gasket is included
• Temperature range: -20°C +80°C

cordset Male sealed rJ45 PlUG to oPen end

Applications

Part nUMBers:
L = 2000±100mm  [78.74±3.94]   -P/N: rJ45F6200oPen
L = 10000±500mm  [393,70±19,69] -P/N: rJ45F2KoPen

PIn assIGnMents
  (AwG24)
1 = ORANGE/WHITE
2 = ORANGE
3 = GREEN/WHITE
4 = BLUE
5 = BLUE/WHITE
6= GREEN
7= BROWN/WHITE
8= BROWN

cordset FeMale rJ45 recePtacle to oPen end

n Telecom Equipment
n Video Control
n Robotics

Part nUMBers:
L = 2000±100mm     [78.74±3.94]  -P/N: rJ45F1200oPen
L = 10000±500mm  [393,70±19,69] -P/N: rJ45F11KoPen

COMPLIANT
ROHS

n Industrial Process Control
n CNC Machines
n Special Machines

n Motion Control
n Tele-maintenance
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recePtacle – FeMale rJ45

PlastIc caP WIth Metal chaIn

caP P/n: rJ45Fc7

Part nUMBers:
Straight RJ45 back termination:  P/N : rJ45F7rJ
90°RJ45 back termination: P/N : rJ45F7rJ90


