Uncontrolled document as of March 11, 2014. Refer to website for up to date s pecifications.

w050

Micro Case

CASES

B EBE

Micro_blaMdicro_bludicro_redlicro_yellow

Peli protector cases - Total protection
boxes - Waterproof cases - 1050 Micro
Case TECHNISCHE DATEN

AuBenabmessungen Interior Dimensions
(L x W x D) (Lx W x D)
19x12.8x7.9cm 16 x9.3x7cm
(8" x 5" x 3" (6" x 4" x 3")
Deckeltiefe Bodentiefe Gesamttiefe
1.8cm 4.9cm 6.7 cm
(") (1.94") 2.63")
Deckeltiefe Bodentiefe Gesamttiefe
1.8cm 4.9cm 6.7 cm
(0.69") (1.94") 2.63")
Gewicht mit Gewicht ohne Auftrieb
Schaumstoff Schaumstoff max.
0.38 kg. 0.37kg 0.79 kg
(0.83 Ibs) (0.81 Ibs.) (1.74 Ibs.)
Temperaturbereich
-23/93°C

(-10/199.4° F)

1050 Micro Case Certificates

¢ IP67(1 meter submersion for 30 minutes)

NOPELI

Peli protector cases - Total protection boxes - Waterproof cases - 1050 Micro Case

Innenabmessungen :
16 x9.3x7cm (6" x4" x3")

Wasserdicht, bruchfest und staubdicht.
Spritzwassergeschiitzt. Nicht zum Schwimmen
oder Tauchen geeignet.

Leicht zu 6ffnender Verschluss
Praktischer Schnellverschluss

Automatisches Druckausgleichsventil - gleicht den
Druck im Koffer aus, lasst kein Wasser eindringen

Edelstahlbeschlage
Edelstahlbeschlage
Bedingungslose Qualitatsgarantie
Bedingungslose Qualitatsgarantie

Mit transparentem Deckel und farbiger
Gummieinlage oder mit undurchsichtigem
Deckel erhaltlich

Materials
Gehause Verschluss O Rind Stifte
Deckel
Polycarbonate | Xylex Thermal

Plastic Rubber
LinerStainless
Steel

Schaumstoff Ausgleichsschraube Ausgleichsventil

TL-4264 Ib. Polycarbonate Polyester Spun-
Esther Bond ePTFE
Oleophoboic
Konfiguration
Kat.

# Beschreibung

1050 Peli protector cases - Total protection boxes -
Waterproof cases - 1050 Micro Case

Peli protector cases - Total protection
boxes - Waterproof cases - 1050 Micro
Case Zubehor

Kein Zubehor ist flr dieses Produkt zur Zeit verfigbar

O-Ring,
Ausgleich

70 Shore
Nitrile
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