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| NOTES:
| 1 ATTENUATION <0.3 dB, MEASURED AT 1300nm ACC. TO
| N IEC 61300—3—4 EQUILIBRIUM MODE CONDITION -
2 SUPPLY FILLED OUT TEST RESULT SHEET WITH EACH
| INDIVIDUALLY PACKED ASSEMBLY
A DAT LABEL INFO: &
— UNIQUE SERIAL NUMBER PART NUMBER L" (Meter) 5
0—5349569—1 0,5 —0/+0,1 i
5 — IYCO LOGO PN 0—5349569—2 7.0 —0/+0.2
0—5349569—3 1.5 —0/+0,2 B
— MANUFACTURING LOCN. ’ ’
| 0—5349569—4 20 —0/+0,2
4  CABLE INFO: 0—5349569—5 25 —0/+0,2
0—5349569—6 30 —0/40,2
| CORE DIA — 50/125 um 053495697 35 —0/+0,0
OUTER DIA — 09 mm 0—5349569—8 40 —0/40,2
0—5349569—9 45 —0/+0,2
|_ BUFFER COLOR — GREEN T 5349560-0 50 —0/40.0 -
BUFFER MATERIAL  — LSZH 1-5349569—1 55 -0/+0,2
1—-5349569—2 6,0 —0/+40,2 1 — DAT—85 LABEL 3 —
| 1-5349569—3 6,5 —0/+0,2 1 — PROTECTIVE COVER, 2.5MM, BLACK 4
1-5349569—-4 7,0 =0/+0,2 1 - CONN,CER,BNT,UNI BODY,125um 3
| 1-5349569-5 ;’8 —8/+8’§ 1 = BOOT,.BARE FIBER,BLACK 0
1255495696 0 —0/+0, L — FOCAB 0.95S 50/125 GREEN LSZH 1
1-05549569—/ 8,5 —0/+0,2 Qty Part Number Description ltem
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