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DESCRIPTION

| DATE

1-6S

22-16

W

0.73

6.00£0.30

11.00£0.50

22.00£1.00

4.00£0.30

1,70%0.20

NOTE:

1. MAXIMUM ELECTRIC CURRENT?

AW.G. |

22 |

20 |

18 |

L6

AMP. | 9 |12 |17 | 18

2. MAXIMUM ELECTRICAL RATINGt

75°C 600 VOLTS MAX
3. INSULATION MATERIAL: VINYL

N

A

INSULATION COLOR: RED

TERMINAL MATERIAL: COPPER
WIRE RANGE:22-16AW.G. (0.5—-1.5mm%

Toleronce Unless
Otherwise Specified
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NAME

VINYL-INSULATED SPADE TERMINA
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UNIT

5 _° £
rr |-

PART NO.

SvYsSi-6e

NATERIAL

APPROVE]

NUMBER

TZV-367

SCALE

SHEET

PAGE
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DATE

09/06/2005
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