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 Material : PE

 Color: Black

 Cut length
optionally to fit

your chassis
edging protection

or other
application for

smoothing edges.

 Protect wires,

cables and
chassis insulation.

FEATURES 

RS PRO Grommet Edging
RS Stock No.: 2133608, 2133610, 2133612

RS Professionally Approved Products bring to you professional 
quality parts across all product categories. Our product range has 
been tested by engineers and provides a comparable quality to 
the leading brands without paying a premium price. 
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 Material: PE
 Colro: Black

 Cut length optionally to fit your chassis edging protection or other
application for smoothing edges.

 Protect wires, cables and chassis insulation.

Series 

Type 

Colour Black 

Material PE 

UV Resistant No 

Minimum Operating Temperature 0°C 

Maximum Operating Temperature 70°C 

Fire Behaviour No 

Quantity 100M / 75M / 50M 

 

Unit:mm 

 RS Article A B C 
Available 
Thickness 

Packing 

2133608 1.1 2 4.5 1.6 ~ 2.0 100M 

2133610 1.2 2.4 5.07 2.0 ~ 2.4 75M 

 2133612 4.5 5.5 7.9 4.5 ~ 5.5 50M 

Product Description 

Mechanical Specifications 

General Specifications 
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Declarations 

Standards Met RoHS, HF, SVHC 

Stock No. Brand Product Name Colour Material 

865-9720 RS PRO Eding Gromment Natural PE 

865-9739 RS PRO Eding Gromment Natural PE 

Approvals 

Similar Products 


