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45° ± 2°

Ø 

0.51

13.1
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M005 - 0.5M

M050 - 5M

M250 - 25M

LENGTH

ERWPAU7016M005

1 LABEL VINYL BLACK/YELLOW

1 INSTERT NYLON BLACK

4 CONTACTS COPPER ALLOY GOLD PLATED

1 HOUSING BRASS NICKEL PLATED

1 RJ45 OVERMOLD TPU BLACK

1 RJ45 PLUG POLYCARBONATE CLEAR

1 O-RING VITON RED

- CABLE TPU TEAL
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NOTES:

STANDARDS:

PROTECTION:

IP20 RJ45 END

IP67 M12 END

WRAP LABEL:

MARKED WITH P/N, DATE CODE, VOLTAGE & AMPERAGE

ELECTRICAL

ACCORDING TO CAT5e

VOLTAGE RATING: 125V AC/DC

AMPERAGE: 1.5A

24 AWG TPU-TEAL

CABLE TYPE
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