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 SERIES 1206 - SINGLE-POLE SLIDE SWITCHES
 TO 8 (8) A 250 V AC
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Mechanical life endurance 1E5

Actuator IP 40

Material actuator 
 housing 
 terminals

PA glass fiber-reinforced 
PA glass fiber-reinforced 
silver plated

Approval marks  /  / 

Suitable for appliances of protection class II

PRODUCT FEATURES

 Powerful up to 25 A at 12-36 V DC
 Single-pole slide switch optionally with  
fastening strip

 For direct and indirect actuation
 Dust protected
 Castable

ON REQUEST

 Other colors
 Other terminal types
 For snapping on customized slides
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ON / OFF switch (SPST)

1206.0201
 

 
 

 3 Ag with slide for direct actuation

1206.2503
 

 
 

 3 Ag with slide for direct actuation

 
 
 
Basic type 1206

Solder terminal  
1206.0201
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Further information under

WWW.MARQUARDT-SWITCHES.COM
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