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Passive heatsinks for processors
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art. no. Ry, [K/W] suitable for processor type dim. [mm]
A B C D
ICK PEN 38 F 4.0 Intel® Pentium®/ MMX/ AMD® K6-2/ 49.5 49.5 38 5.0
AMD® Ké6-11l/ IDT Cé6/ IDT W2A
ICK PEN 38 K 4.0 Intel® Pentium®/ MMX/ AMD® K6-2/ 49.5 49.5 38 5.0
AMD® Ké6-11l/ IDT Cé6/ IDT W2A
ICK PEN 38 W 4.0 Intel® Pentium®/ MMX/ AMD® K6-2/ 49.5 49.5 38 5.0
AMD® Ké-1Il/ IDT Cé6/ IDT W2A
ICK PEN 45 W 3.5 Intel® Pentium®/ MMX/ AMD® K6-2/ 50.0 50.0 45 3.5
AMD® Ké-IIl/ IDT Cé/ IDT W2A
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art. no. Ry, [K/W] | suitable for processor type dim. [mm]
A B C D
ICK PRO 40 W 2.7 Intel® Pentium® PRO 65 67.5 40 4.5
K = with fixing clamp (incl. one-sided adherent conductive foil); F = with double-sided thermally conductive adhesive foil;
W = for thermally conductive adhesive (please order separately) WLK ... D 15
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art. no. Ry, [K/W] suitable for processor type
ICK PEN 3 FC 3.5 Intel® Pentium® Il FC PGA
(Mendocino, Coppermine)
fixing method: K = with fixing clamp (icl. onesided adherent thermal foil)
customer specific versions and modifications on request
Fan cooler, universal -> B43 Heatsinks for microprocessors -> B 41
heatsinks for Pentium Ill FC PGA - B42 Processor overview > B2-9 B 42
Fan cooler for Pentium IV -> B45 Heatsinks for PGA -> B10-15

Fan cooler for Pentium PRO -> B44 fan cooler for Pentium and MMX -> B44



