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Electrical ratings - Type S 125VAC, 15 Amps, Resistive
250VAC, 10 Amps, Resistive
100,000 Cycles

120VAC, 5.8FLA, 34.8LRA
240VAC, 2.9FLA, 17.4LRA
6,000 Cycles

Electrical ratings - Type K 30VDC, 1 Amp, Resistive
120VAC, 125VA (Pilot Duty)
100,000 Cycles

50°F. to 320°F. (10°C. to 160°C.)
15°F. to 100°F. (8°C. to 56°C.)
32°F. to 350°F. (0°C. to 177°C.)

Inductive load ratings

Operating temp. range
Differential
Environmental temp.
Insulation resistance
Circuit resistance
Dielectric strength
Approvals

50m ohms or less (initial value)
1,500VAC / 1 minute
UL File No. E145478(S), XAPX2

CUL File No. E145478(S), XAPX8

CSA File No. LR63201
VDE File No. 69046
Demko File No. DK-451,CE

100M ohms or more (with a 500VDC megger)

MODELS AVAILABLE FROM STOCK ~ CA-CLOSE ON RISE (NORMALLY OPEN)

This line of highly reliable switches utilize a
temperature sensitive disc, electrically isolated
from the switch. Contacts will open or close on
rise when surface or ambient temperatures
increase to the snap point of the calibrated
bimetal disc. The entire switch is enclosed in a
phenolic dust-free housing. The bimetal disc is
retained by a metal heat-conducting end cap.

The CA/OA thermostats are used in a variety of
applications. They are produced in an ISO 9000
certified factory to insure safe and reliable
operation. All models are 100% factory
inspected for temperature, continuity and
function.

OA-OPEN ON RISE (NORMALLY CLOSED)

CLOSE CA-50 32110 5047 surface mount solder tab 45°
CLOSE CA-60 40+9 607 surface mount solder tab 45°
CLOSE CA-60-QCV 4010 607 surface mount .250 quick connect, vertical 90°
CLOSE CA-85 6719 857 surface mount solder tab 45°
CLOSE CA-85-PCB 55+10 857 air mount printed circuit board °

CLOSE CA-85-QC 67+10 8517 surface mount .187 quick connect, horizontal 45°
CLOSE CA-100 70+10 10017 surface mount solder tab 45°
CLOSE CA-100-80 80110 10017 surface mount .250 quick connect, vertical 90°
CLOSE CA-104-ST-18 86110 10418 6-32 stud mount .250 quick connect °

CLOSE CA-104-ST35 6919 10418 6-32 stud mount .250 quick connect °

CLOSE CA-110 80110 1107 surface mount solder tab 45°
CLOSE CA-110-PCB 80110 1107 air mount printed circuit board °

CLOSE CA-110-QC45 8010 1107 surface mount .187 quick connect, horizontal 45°
CLOSE CA-120 90110 12047 surface mount solder tab 45°
CLOSE CA-120-QC 9010 1207 surface mount .250 quick connect, horizontal 90°
CLOSE CA-120-QCH 9010 1207 surface mount .187 quick connect, horizontal 45°
CLOSE CA-130-QC 110+10 130+7 surface mount .250 quick connect, vertical 45°
CLOSE CA-130-QCH 100£10 1307 surface mount .250 quick connect, horizontal 90°
CLOSE CA-130-ST 112410 13017 8-32 stud mount .250 quick connect, vertical °

CLOSE CA-140 110+10 14017 surface mount solder tab 45°
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MODELS AVAILABLE FROM STOCK ~ CA-CLOSE ON RISE (NORMALLY OPEN)

OA-OPEN ON RISE (NORMALLY CLOSED)

CLOSE CA-140-QC 110+10 14017 surface mount .250 quick connect, vertical 90°
CLOSE CA-140-QC18 122+10 1407 rotating bracket .250 quick connect, vertical °
CLOSE CA-150 12010 15047 surface mount solder tab 45°
CLOSE CA-160 13010 16017 surface mount solder tab 45°
CLOSE CA-160-QC 13010 16017 surface mount .250 quick connect, horizontal 90°
CLOSE CA-170 14010 17017 surface mount solder tab 45°
CLOSE CA-170-QC 14010 17017 surface mount .250 quick connect, vertical 90°
CLOSE CA-170-WOB 140+10 1707 no bracket solder tab °
CLOSE CA-175-QC 14510 17547 surface mount .250 quick connect, horizontal 90°
CLOSE CA-180 15010 18047 surface mount solder tab 45°
CLOSE CA-180-QCV 150+10 1807 rotating bracket .250 quick connect, vertical .
CLOSE CA-180-RS 15010 18047 rotating bracket solder tab .
CLOSE CA-185-ST 145+10 1857 6-32 stud mount .250 quick connect °
CLOSE CA-190 169+10 19047 surface mount solder tab 45°
CLOSE CA-190-QC 172110 19047 surface mount .250 quick connect, vertical 90°
CLOSE CA-190-QCS 160+10 1907 rotating bracket .250 quick connect, vertical °
CLOSE CA-190-QCV-ST 16010 19047 6-32 stud mount .250 quick connect, vertical °
CLOSE CA-200 17010 2007 surface mount solder tab 45°
CLOSE CA-205 17510 2057 surface mount solder tab 45°
CLOSE CA-205-ST 17510 2057 6-32 stud mount .250 quick connect @ 30° °
CLOSE CA-210-QC 18010 21047 surface mount .187 quick connect, vertical 90°
CLOSE CA-225 19510 22547 surface mount solder tab 45°
CLOSE CA-230-STG 18510 2307 6-32 stud mount .187 quick connect, vertical °
CLOSE CA-240 210£18 2407 surface mount solder tab 45°
CLOSE CA-240-ST 210+10 2407 6-32 stud mount | .250 quick connect, horizontal °
CLOSE CA-270 240+10 2707 surface mount solder tab 45°
CLOSE CA-275-QCV 245+10 275+7 surface mount .187 quick connect, vertical 45°
CLOSE CA-300 27010 3007 surface mount solder tab 45°
OPEN OA-50 5015 32+10 surface mount solder tab 45°
OPEN OA-60 6015 407 surface mount solder tab 45°
OPEN OA-60-PCB 6015 407 air mount printed circuit board °
OPEN OA-60-QCR 60+5 40£10 rotating bracket .250 quick connect, vertical °
OPEN OA-60-QCV 6015 4010 surface mount .250 quick connect, vertical 90°
OPEN OA-70 7015 50+10 surface mount solder tab 45°
OPEN OA-80 8015 5019 surface mount solder tab 45°
OPEN OA-80-PCB 8015 50+10 air mount printed circuit board °
OPEN OA-80-QCV 8015 5019 surface mount .250 quick connect, vertical 90°
OPEN OA-85 8515 6719 surface mount solder tab 45°
OPEN 0OA-95-QC 9515 7719 surface mount .250 quick connect, horizontal 90°
OPEN OA-100 10045 70+10 surface mount solder tab 45°
OPEN OA-100-QC 10045 85110 surface mount .250 quick connect, horizontal 90°
OPEN OA-110 11015 8010 surface mount solder tab 45°
OPEN OA-110-QC 11045 80+10 rotating bracket | .250 quick connect, horizontal °
OPEN OA-120 12045 90+10 surface mount solder tab 45°
OPEN 0OA-120-QC 12045 90+10 surface mount .250 quick connect, vertical 90°
OPEN OA-120-QCH 12045 90+10 surface mount .250 quick connect, horizontal 45°
OPEN OA-130 13045 10010 surface mount solder tab 45°
OPEN OA-130-ST 13015 10010 10-32 stud mount | .250 quick connect, horizontal °
OPEN OA-140 14045 11010 surface mount solder tab 45°
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MODELS AVAILABLE FROM STOCK ~ CA-CLOSE ON RISE (NORMALLY OPEN)

OA-OPEN ON RISE (NORMALLY CLOSED)

OPEN OA-140-QCV 14045 11010 surface mount .250 quick connect, vertical 90°
OPEN OA-150 1505 120£10 surface mount solder tab 45°
OPEN OA-150-QCC 15045 120+10 surface mount .250 quick connect, vertical 90°
OPEN OA-150-PCB 15015 12010 air mount printed circuit board °

OPEN OA-158-ST 1585 11810 6-32 stud mount .250 quick connect °

OPEN OA-160 1605 13010 surface mount solder tab 45°
OPEN OA-160-QC20 16045 14010 surface mount | .250 quick connect, horizontal 90°
OPEN OA-160-SV 16045 13010 surface mount solder tab, vertical 45°
OPEN OA-165-145 16515 14519 surface mount .250 quick connect, vertical 90°
OPEN OA-170 17015 140£10 surface mount solder tab 45°
OPEN OA-170-PCB 17015 14010 air mount printed circuit board °

OPEN OA-170-WOB 17015 14010 no bracket .187 quick connect, horizontal °

OPEN OA-175 17545 157+10 surface mount solder tab 45°
OPEN OA-175-QC 17545 145+10 surface mount .250 quick connect, vertical 45°
OPEN OA-175-QCH 17545 157+10 surface mount .250 quick connect, horizontal 45°
OPEN OA-175-S2 17516 14510 10-32 stud mount | .250 quick connect, horizontal °

OPEN OA-180 1805 15010 surface mount solder tab 45°
OPEN OA-180-130 1807 13010 air mount .250 quick connect, vertical 90°
OPEN OA-180-QC 18045 150+10 surface mount .187 quick connect, horizontal 45°
OPEN OA-180-QCV 18045 150+10 surface mount .250 quick connect, vertical 45°
OPEN OA-185-QC18 1855 167+10 rotating bracket .250 quick connect, vertical °

OPEN OA-185-ST10 1855 13110 10-32 stud mount | .250 quick connect, horizontal °

OPEN OA-190 1905 16010 surface mount solder tab 45°
OPEN OA-190-QC 19047 172110 surface mount .250 quick connect, vertical 45°
OPEN OA-194-QC 19445 164+10 surface mount .187 quick connect, vertical 45°
OPEN OA-194-QC18 19445 176+10 surface mount | .250 quick connect, horizontal 90°
OPEN OA-194-QCC 19445 153+10 surface mount .250 quick connect, vertical 90°
OPEN OA-200 20045 17010 surface mount solder tab 45°
OPEN OA-200-QC 2005 181+10 surface mount .250 quick connect, vertical 90°
OPEN OA-200-QCV 2005 170+10 surface mount .250 quick connect, vertical 45°
OPEN OA-200-QCV90 2005 170+10 surface mount .250 quick connect, vertical 90°
OPEN OA-200-ST 20045 17048 10-32 stud mount | .250 quick connect, horizontal °

OPEN OA-203-QCV 2035 167+10 surface mount .250 quick connect, vertical 90°
OPEN OA-203-ST 20315 163+10 6-32 stud mount .250 quick connect °

OPEN OA-210 21045 180£10 surface mount solder tab 45°
OPEN 0OA-210-QC 2105 18010 surface mount .187 quick connect, horizontal 45°
OPEN 0OA-210-QCR 210+5 195+£10 rotating bracket | .250 quick connect, horizontal °

OPEN 0OA-210-QCV 2105 18010 surface mount .250 quick connect, vertical 45°
OPEN OA-212-QCP 2125 167+10 surface mount .250 quick connect, vertical 90°
OPEN OA-220 22045 190£10 surface mount solder tab 45°
OPEN 0OA-220-QC 2205 19010 surface mount .250 quick connect, horizontal 45°
OPEN OA-225-205 22515 205+10 surface mount .250 quick connect, vertical 90°
OPEN OA-230 23045 200+10 surface mount solder tab 45°
OPEN OA-230-QCV 2307 200£10 surface mount .250 quick connect, vertical 90°
OPEN OA-239-ST 239+7 189+10 6-32 stud mount .250 quick connect °

OPEN 0OA-240-QCV 2407 200£10 surface mount .250 quick connect, vertical 90°
OPEN OA-250 25047 220+10 surface mount solder tab 45°
OPEN OA-250-PCB 25015 220+10 air mount printed circuit board °

OPEN OA-250-QC 2507 220£10 surface mount .187 quick connect, horizontal 45°
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MODELS AVAILABLE FROM STOCK ~ CA-CLOSE ON RISE (NORMALLY OPEN)

OA-OPEN ON RISE (NORMALLY CLOSED)

OPEN OA-250-QCA 25047 220+10 surface mount .250 quick connect, horizontal 45°
OPEN OA-265-QCA 26517 235+10 air mount .250 quick connect, horizontal 45°
OPEN OA-270-90 27047 240+10 surface mount solder tab 90°
OPEN OA-275-QCH 27547 245+10 surface mount .250 quick connect, horizontal 45°
OPEN OA-280 28017 250+10 surface mount solder tab 45°
OPEN OA-280-QC 28017 250+10 surface mount .250 quick connect, vertical 45°
OPEN OA-300 3007 270+10 surface mount solder tab 45°
OPEN OA-300-QC 300+7 220+14 rotating bracket .250 quick connect, vertical °
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Special Order Map
For CA/OA (602), OAM (603U), 622P, 622A and 625A Series

Your Part Number:

—

602 (CA/OA)

603U (OA-M)

622P (4-Post Case)
622A (Standard Case)
625A

S (silver contact)
K (gold contact)

X (open on rise)

Y (close on rise)

Terminal type
(refer to page 10 for 602/603U)

(refer to page 14 for 622P, 622A and 625A)

Bracket type
(refer to page 9 for 602/603U)

(refer to page 13 for 622P, 622A and 625A)

90° _
45°d terminal
0° orientation

Set Point

°C/°F Differential

Example of Part Number:

BV

AS

90

145

F

30

|7 602 S

Set Point

°CI°F

Differential
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