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1.0 ELECTRICAL 15+0,13¢.590+.,005)
1.1 FREQUENCY RANGE: DC-4 GHz
1.2 NOMINAL IMPEDANCE: 50 OHM 3510.13¢1,380£.005)
1.3 VOLTAGE RATING: 500 VOLTS MAX.
2.0 MATERIALS
2.1 BODIES: BRASS PER JIS—(C3604
BERYLLIUM COPPER PER ASTM B196 UNS C17300
2.2 CENTER CONTACT: BERYLLIUM COPPER PER ASTM B188 UNS C17300
2.3 INSULATION: TEFLON PER ASTM D1457 AND ASTM D1710
3.0 FINISHES AND OTHERS
3.1 SEE BELOW TABLE FOR DETAILS.
4.0 MECHANICAL
4.1 INTERFACE IN ACCORDANCE WITH: MIL-STD-—34BA
5.1 OPERATING TEMPERATURE RANGE: —65° C TO +185° C
6 |CAP PE 1 |BLACK DESCRIPTION | BNC STRAIGHT BULKHEAD JACK - PLUG ADAPTER
5 |NUT BRASS 1 |NICKEL 1004’ MIN. #4| DRAWN |ToLERANCE | &% [13-83 T.GN g |_DATE |pz| REV.
4 |BODY II BRASS 1 |NICKEL 1004’ MIN. 8l |[Kristinal~ 02 LITLE |\ROHS COMPLIANT <S0@[#f|08.0114" k| A-0
3 |CENTER CONTACT |BERYLLIUM COPPER | 1 |GOLD 30 MIN. g | _CHECK X T g [ UNIT pwe.No.| 13-045¢
2 | INSULATION TEFLON 1 |NONE B| Arc BE [ mmdnD
1 [BoDY 1 BERYLLIUM COPPER | 1 [NICKEL 1004  MIN. 74 [APPROVAL | XXX _|£0.05 [\ ISCATE|
NO| DESCRIPTION |MATERIAL QTY FINISH iE| Angela |ANGLE|x5 7l 41




