[z EHMANN

Master-slave socket strip 6+1+1-fold
for IEC-connector

ltem-No.: 0211x05082308

100 - 240 VAC
50z / 60Hz “Gutput rated 10A for all receptacies T

Robust plastic, grey

End caps with mounting possibility

IEC socket (C13) 1x Master, 6x Slave, 1x permanent

IEC socket (C14) 1xinput

Automatic electronic switching M/S with adjustable core value

Optical function display for M/S function
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[E EHMANN

Master-slave socket strip 6+1+1-fold for IEC-connector

Technical data

2.300wW 230V ~ (+/-10%) / 50 Hz 10A
Power Rated voltage Rated current
Socket output: IEC socket Type C13 c € \/ /
Connector input: IEC socket Type C14, 100-240 V, 50-60 Hz RoHS| [REAcH

Core value: 7-100 W (Master)
Safety class: IP20

(similar illustration)

462 x 74 x 47 mm
Dimensions (L x W x H)

454 mm
Fixing Dimension
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