
 
 

 
 
 
 
 
 
 

 
 

  
 

The picture above is for reference only.  
 
Specifications: 
RATING : 26A  250/125VAC. 
CONTACT RESISTANCE : 50 mΩ max. @ 1A 12VDC (initial value) 
INSULATION RESISTANCE : 100 MΩ min. at 500VDC 
DIELECTRIC STRENGTH : 1,500V RMS @ sea level 
OPERATION TEMPERATURE : -25°C to 85°C 
MECHANICAL LIFE : Momentary 1,000,000 cycles 
                                   Latching 500,000 cycles 
ELECTRICAL LIFE : 26A /125&250VAC  10,000 CYCLES 
OPERATION PRESSURE : 3.5±1.5N 
TRAVEL : About 3.2mm 
INGRESS PROTECTION : IP67, IK08(Stainless) 
TORQUE: 1~3Nm. 

 

 

Datasheet 
RS PRO Sub-Miniature Pushbutton Switches 
Stock number: 175-8XXX (Details as follows) 

EN 

rspro.com 



RS Part no. 
175-8192 
175-8706 MW22-A0F0000-A3ZA 

175-8193 
175-8725 MW22-A0F0000-A3TA 

175-8194 
175-8741 MW22-A0F0000-A3DA 

175-8217 
175-8770 MW22-A0F1000-A3ZA 

175-8218 
175-8789 MW22-A0F1000-A3TA 

175-8219 
175-8797 MW22-A0F1000-A3DA 

175-8183 
175-8691 MW22-A0F0E124-A3ZA 

175-8171 MW22-A0F0E124-A3TA 
175-8185 
175-8729 MW22-A0F0E124-A3DA 

175-8174 
175-8830 MW22-A0F0L124-A3ZA 

175-8175 
175-8837 MW22-A0F0L124-A3TA 

175-8176 
175-8846 MW22-A0F0L124-A3DA 

175-8207 MW22-A0F1E124-A3ZA 
175-8222 
175-8819 MW22-A0F1E124-A3TA 

175-8209 
175-8807 MW22-A0F1E124-A3DA 

175-8197 MW22-A0F1L124-A3ZA 
175-8198 
175-8801 MW22-A0F1L124-A3TA 

175-8199 
175-8809 MW22-A0F1L124-A3DA 
 
 
 
 
 
 
 
 
 
 
 



 

Specifications: 

 



 



 



 



 



 



 


