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PART PLATING —
NUMBER :
1. MATERIALS:
301 INCH MIN SELECT HARD GOLD IN CONTACT AREA WITH ~ HOUSING: 30% GLASS FILLED, LCP 94V-0, COLOR: BLACK
75542-5000 1004 INCH MIN SELECT TIN IN TAIL AREA OVER - TERMINALS: COPPER ALLOY
SOM INCH MIN NICKEL OVERALL PLATING: PER ES-88 - SEE CHART
LUBRICATION: EB1 IN CONTACT AREA
304 INCH MIN SELECT HARD GOLD IN CONTACT AREA WITH
75542-5001 1004 INCH MIN SELECT TIN/LEAD IN TAIL AREA OVER 2. SEE CHART FOR REFERENCE DOCUMENTS
SO INCH MIN NICKEL OVERALL
3. RECEPTACLE MATES WITH PLUG ASSEMBLIES: 75556-5xxx & 75556-15xx
4. AVERAGE INSERTION FORCE INTO PCB IS 82 Kg/18 LBS PER TAIL
5. MODULE ASSEMBLY IS RoHS COMPLIANT
6. GATHERABILITY: +0.65/.026 X-DIRECTION
+130/.051 Y-DIRECTION
e 7. TERMINAL RETENTION INTO HOUSING 45Kg/1.0 LB
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