Technical Datasheet

TG40 wholesaler packaging

Technical Data

Base material
Colour

Continous operating temperature
Shrink temperature

shrink ratio

Tensile strength
Elongation
Voltage withstand

Dielectric strength

(AC2500V/60s)

: Polyolefine, semi-rigid adhesive lined

: black, clear

: from -55 °C to +125 °C
:+110 °C min.

141

Typical values
: 10 Mpa

1200 %

: No breakdown

:11.9 kV/imm

D

Test method

ASTM D 2671
ASTM D 2671
ASTM D 2671

IEC 243

Flammability : self extinguishing SAE-AMS-DTL 23053
Resistance to : Acids good VG 95343-5
Alkalis good VG 95343-5
Qils good VG 95343-5
Fuels good VG 95343-5
Shelf Life (<40°C) 15 years
Approved to :N/A
Conforms to UL224 (600V 125°C Classl)
SAE-AMS-DTL 23053/5
T N W
D _ _ as supplied recovered d
L _~
Nominal Dimensions (MM)

UNS Type D d W Colour
317-00034 TG40 6/1,27-50mm 6,00 1,27 1,3 black
317-00037 TG40 6/1,27-50mm 6,00 1,27 1,3 clear
317-00035 TG40 8/1,65-50mm 8,00 1,65 1,52 black
317-00038 TG40 8/1,65-50mm 8,00 1,65 1,52 clear
317-00036 TG40 12/2,41-65mm 12,00 2,41 1,91 black
317-00039 TG40 12/2,41-65mm 12,00 2,41 1,91 clear
delivery in bags & 100 pieces

HellermannTyton GmbH
He"ermannTyton Grosser Moorweg 45 Telefon: +49 (0) 4122/701-1

D-25436 Tornesch
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This information is based on our experience and does not imply suitability without prior testing. Due to the variables of manufacture and enviromantel conditions it is
strongly recommended that samples are tested in-situ
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