NO DESCRIPTION DATE
A REDUCE SPRING FROM 2 PCS TO 1 PC|07.07.97’
A BACKGROUND FORMAT UPDATED 01.24.05°
A BACKGROUND FORMAT UPDATED 02.04.09°

-55° C 10 +85° C :
/A —— —20°C TO+80° C 06,2910
A\ | VERKING VILTAGE —VOLTAGE RATING [ 1100\,

DEL PRODF VOLTAGE ; ADD VSWR 09,

1.0 ELECTRICAL

1.1 FREQUENCY RANGE: DC—2.5 GHz

12 NOMINAL IMPEDANCE: 50 OHMS

1.3 VOLTAGE RATING: 335 VOLTS MAX. /A\
1.4 VSWR: 1.5 MAX. @2 CHz

2.0 MATERIALS

2.1 BODIES: BRASS PER JIS—C3604

2.2 CENTER CONTACT: BRASS PER JIS—C3604
3.0 FINISHES AND OTHERS

3.1 SEE BELOW TABLE FOR DETALS.

4.0 ENVIRONMENTAL

4.1 OPERATING TEMPERATURE RANGE: —20°C TO+60° C A

9 | GASKET RUBBER 1 |RED

8 |INSULATION II POM 1 |NONE

7 | CENTER CONTACT | BRASS 1 |GoLD

6 |INSULATION 1 POM 1 |NONE

5 | SPRING WASHER SK-5 1 |NICKEL

4 |WASHER II BRASS 1 |NICKEL

3 |WASHER I BRASS 1 |NICKEL

2 | SHELL BRASS 1 |NICKEL 1004’ MIN.
1 |BODY ZINC 1 |NICKEL
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