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Constant Voltage LED Driver 60.06W 42V 1.43A RS
LPF-60-42
RS Stock number 738-2110

l Features :

* Universal AC input / Full range (up to 305VAC)

* Built-in active PFC function

* High efficiency up to 90%

* Protections: Short circuit / Overload / Over voltage / Over temperature
* Cooling by free air convection

* Fully isolated plastic case

* Fully encapsulated with IP67 level (Note.6)

* Class 11 power unit, no FG

* Suitable for LED lighting and moving sign applications
* Compliance to worldwide safety requlations for lighting
* Suitable fordry / damp / wet locations
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SPECIFICATION
MODEL LPF-60-12 (LPF-60-15 |(LPF-60-20 |LPF-60-24 |LPF-60-30 |LPF-60-36 |LPF-60-42 |LPF-60-48 |LPF-60-54
DCVOLTAGE 12V 15V a0y M4V v 3V 42V 48V SV
CONSTANT CURRENT REGIONNeied | 7.2~12V  [9~15W 12~20V 144~y | 1B~30 216~36V (252~ 42V |2B.B~ 4BV |324-~54V
RATED CURRENT 5A 44 3 254 pL) 1.6TA 1434 1.25A 1.12A
RATED POWER B0W B0W B0W 80w 80w 60.12W 60.06W BIW 60 ABW
oUTRUT RIPPLE & NOISE (max.) Note2| 150mVp-p |150mVpp [150mVp-p |150mVpp |200mVp-p |250mVp-p |250mVpp |250mVp-p |350mVpp
VOLTAGE TOLERANCE Nate3 | H.0% 0% T4.0% 4.0% .0 0% 4% 4.0% H.0%
LINE REGULATION 1).5% 10.5% H0.5% H0.5% .5% 5% H0.5% H0.5% ).5%
LOAD REGULATION 2.0% 1.5% 1.0% 5% H.5% 0.5 0.5 H.5% H0.5%
SETUP,RISETIME Note.7| 1000ms, B0ms / 115VAC at full load  1000ms, 80ms / 230VAC
HOLD UPTIME (Typ) 16ms/230VAC  16msH15VAC atful load
VOLTAGERANGE ~ Note.5|90~305VAC  127~431VDC
FREQUENCY RANGE 47 ~63Hz
POWER FACTOR (Typ.) PF>0.97/115VAC, PF>0.95/230VAC, PF>0.92/27TVAC at full load (Please refer to "Power Factor Characteristic” curve)
INPUT  |EFFICIENCY (Typ) % [e™ (e [sew ook |oo%  |w% (% ook
AC CURRENT (Typ.) DBA/1ISVAC 0.4/ 230VAC
INRUSHCURRENT (Typ.) [ COLD START TSAIZ30VAC
LEAKAGE CURRENT <0.75mA/ 240VAC
OVERCURRENT  Noted| oo
Protection type : Constant current limiting, recovers automatically after fault condition is removed
SHORT CIRCUIT Hiccup mode, recovers automatically after fault condition is removed.
PROTECTION 5-17V  [175~21V |23~2V [ 28~35V  [34~40v  [41~40v [ 46-54V  [54~63V | 50~66V
OVERVOLTAGE Protection type : Shut down and latch off ofp voitage, re-power on to recover
90T HOC (RTHZ)
e Protection type : Shutdown o/p voltage, re-power on to recover
WORKING TEMP 40 ~+707C (Referto "Derating Curve”)
WORKING HUMIDITY 20~ 95% RH non-condensing
ENVRONMENT | STORAGE TEMP, HUMIDITY | 40 ~+B0°C, 10~95% RH
TEMP. COEFFICIENT HOIC (0~50C)
VIBRATION 10~ 500Hz, 56 12min./1cycie, period for 72min. each along X, Y, Z axes
SAFETYSTANDARDS  Note.[ ULBTS0, ENG1347-1, ENG1347-2-13independent, IPET approved ; Design refer to ULB0950-1, TUVENGD950-1
SAFETY & WITHSTAND VOLTAGE lIP-0/P:3.T5KVAC
ENC ISOLATION RESISTANCE | I/P-0/F: 100M Ohms / S00VDC/ 25°C/ 70% RH
EMC EMISSION Compliance o EN5S5015, ENG1000-3-2 Class C (=60% load) ; ENB1000-3-3
EMC IMMUNITY Compiiance  ENG1000-4-2,3 4,568, 11; ENE1547, ENS5024, light industry level surge 2KV), crileriaA
MTEF 440.5Khrs min.  MIL-HDBK-217F (257C)
OTHERS  |DIMENSION 162.5'42.5"32mm (L'W*H)
PACKING 045Kg; 32pes/15.4Kg/0.93CUFT
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M Mechanical Specification
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‘M Power Factor Characteristic

ConstantCurrent Mode
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‘M EFFICIENCY vs LOAD (48V Model)
LPF-60 series possess superior working efficiency that up to 90% can be reached in field applications.
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W DRIVING METHODS OF LED MODULE
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Typical LED power supply |-V curve




