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Switches
Push Button

Front Panel Mounting

Front Panel Mounting

MP0013/2
MP0033/2

MP0013
MP0033

Prominent Button
22mm diameter
S.P. Push to Make
1A, 50V
Brass, Chrome Plated Body,
Stainless Steel Button
MP0033/2 Internally Sealed

Proud Fitting
22mm diameter
S.P. Push to Make
1A, 50V
Brass, Chrome Plated Body,
Stainless Steel Button
MP0033 Internally Sealed

Specifications

Terminations:

Switching:

Max. Rating:

Contact Resistance:

Insulation Resistance:

Dielectric Strength:

Operating Temp. Range:

Sealing 
(Front of panel only):

Materials
Mouldings:
Tags/Terminations:
Switch Body & Button:

Contacts:

Thread Size:

RoHS

Screw Terminals

S.P. Push to make
Slow momentary action

1A, 50Vac/dc

<15mΩ

>10⁴ MΩ

>2.5kVac

–20°C to +85°C

Glass Filled Nylon
Brass, Silver Plated
Body: Brass, Chrome Plated
Button: Stainless Steel

Copper, Silver Plated

0.747” x 26TPI

Compliant

MP0013, MP0033 MP0013/2, MP0033/2

Screw Terminals

S.P. Push to make
Slow momentary action

1A, 50Vac/dc

<15mΩ

>10⁴ MΩ

>2.5kVac

–20°C to +85°C

Glass Filled Nylon
Brass, Silver Plated
Body: Brass, Chrome Plated
Button: Stainless Steel

Copper, Silver Plated

0.747” x 26TPI

Compliant

MP0033 only - internally sealed
against ingress of water and dust

MP0033/2 only - internally sealed
against ingress of water and dust
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Switches
Stainless Steel - Momentary

Domed Profile

Prominent Button

Flush Profile

MP0042/3

MP0042/2

MP0042/1

18mm bezel diameter
16mm panel hole
S.P. Push to make
Polished finish
2A, 48Vdc

18mm bezel diameter
16mm panel hole
S.P. Push to make
Polished finish
2A, 48Vdc

18mm bezel diameter
16mm panel hole
S.P. Push to make
Polished finish
2A, 48Vdc

Specifications

Terminations:

Switching:

Max. Rating:

Contact Resistance:

Insulation Resistance:

Dielectric Strength:

Operating Temp. Range:

Operations
Mechanical:
Electrical:

Rear Nut Fixing Torque:

Materials
Mouldings:
Tags/Terminations:
Switch Body & Button:

Contacts:

Thread size:

RoHS

Screw Terminals

S.P. Push to make

2A, 48Vdc

50mΩ at 1A, 2V

>10³ MΩ @ 500Vdc

>2.0kVac

–20°C to +55°C

1,000,000 (min)
100,000 (min)

12Nm

Nylon
Brass, Silver Plated
Stainless Steel (Polished)

Silver

Gold Plated Brass version available

Compliant

MP0042/1 MP0042/2 MP0042/3

Screw Terminals

S.P. Push to make

2A, 48Vdc

50mΩ at 1A, 2V

>10³ MΩ @ 500Vdc

>2.0kVac

–20°C to +55°C

1,000,000 (min)
100,000 (min)

12Nm

Nylon
Brass, Silver Plated
Stainless Steel (Polished)

Silver

Gold Plated Brass version available

Compliant

Screw Terminals

S.P. Push to make

2A, 48Vdc

50mΩ at 1A, 2V

>10³ MΩ @ 500Vdc

>2.0kVac

–20°C to +55°C

1,000,000 (min)
100,000 (min)

12Nm

Nylon
Brass, Silver Plated
Stainless Steel (Polished)

Silver

Gold Plated Brass version available

Compliant
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Switches
Stainless Steel - Momentary

Prominent Button 

Low Profile

MP0045/3D

MP0045/1D

18mm bezel diameter
16mm fixing hole diameter
D.P.C.O
3A, 250V

18mm bezel diameter
16mm fixing hole diameter
D.P.C.O
3A, 250V

Specifications

Terminations:

Switching:

Max. Rating:

Contact Resistance:

Insulation Resistance:

Dielectric Strength:

Operating Temp. Range:

Operations
Mechanical:
Electrical:

Rear Nut Fixing Torque:

Materials
Mouldings:
Tags/Terminations:
Switch Body & Button:

Contacts:

Variants:

RoHS

Solder tags

D.P.C.O Momentary Action

3A, 250V

50mΩ max. @ 1A, 2V

>10³ MΩ @ 500Vdc

> 2.0kVac

–20°C to +55°C

200,000 (min)
30,000 (min)

12Nm

Nylon
Brass, Silver Plated
Stainless Steel

Silver

Nickel Plated Brass version available
Details on request

Compliant

MP0045/1D0NN000 MP0045/3D0NN000

Solder tags

D.P.C.O Momentary Action

3A, 250V

50mΩ max. @ 1A, 2V

>10³ MΩ @ 500Vdc

> 2.0kVac

–20°C to +55°C

200,000 (min)
30,000 (min)

12Nm

Nylon
Brass, Silver Plated
Stainless Steel

Silver

Nickel Plated Brass version available
Details on request

Compliant

Contact Layout
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Switches
Stainless Steel - Latching

Prominent Button

Low Profile

MP0045/3E

MP0045/1E

18mm bezel diameter
16mm fixing hole diameter
D.P.C.O.
3A, 250Vac

18mm bezel diameter
16mm fixing hole diameter
D.P.C.O.
3A, 250Vac

Specifications

Terminations:

Switching:

Max. Rating:

Contact Resistance:

Insulation Resistance:

Dielectric Strength:

Operating Temp. Range:

Operations
Mechanical:
Electrical:

Rear Nut Fixing Torque:

Materials
Mouldings:
Tags/Terminations:
Switch Body & Button:

Contacts:

Thread size:

RoHS

Solder Tags

D.P.C.O. - Latching Action

3A, 250V

50mΩ max. @ 1A, 2V

>10³ MΩ @ 500Vdc

>2.0kVac

–20°C to +55°C

200,000 (min)
30,000 (min)

12Nm

Nylon
Brass, Tin Plated
Stainless Steel (Polished)

Silver

Nickel Plated Brass version
Details on request

Compliant

MP0045/1E0NN000 MP0045/3E0NN000

Solder Tags

D.P.C.O. - Latching Action

3A, 250V

50mΩ max. @ 1A, 2V

>10³ MΩ @ 500Vdc

>2.0kVac

–20°C to +55°C

200,000 (min)
30,000 (min)

12Nm

Nylon
Brass, Tin Plated
Stainless Steel (Polished)

Silver

Nickel Plated Brass version
Details on request

Compliant

Contact Layout
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Switches
Stainless Steel Illuminated Momentary

Front Panel Mounting

Front Panel Mounting

MP0045/1D2

MP0045/1D1

Ring Illuminated
18mm bezel diameter 
D.P.C.O.
3A, 250V ac
Red, Green, Amber or Blue
Illumination
Separate LED Terminals

Dot Illuminated
18mm bezel diameter
D.P.C.O.
3A, 250V ac
Red, Green, Amber or Blue
Illumination
Separate LED Terminals 

Specifications

Terminations:

Illumination:

Switching:

Max. Switch Rating:

LEDs
Colours
Part No.

Voltage
Part No.

Contact Resistance:

Insulation Resistance:

Dielectric Strength:

Operating Temp. Range:

Operations
Mechanical:
Electrical:

Rear Nut Fixing Torque:

Materials
Mouldings:
Tags:
Switch Body & Button:
Variants

RoHS

Solder Tags

Dot

D.P.C.O. Momentary Action

3A, 250Vac

Red      Green    Amber      Blue
/RD       /GN        /AM        /BL

12Vdc    220Vdc
/012       /220

50mΩ max. @ 1A, 2Vdc

>10³ MΩ @ 500Vac

>2.0kVac

–20°C to +55°C

200,000 (min)
30,000 (min)

12Nm

Nylon
Brass, Silver Plated
Stainless Steel (Polished)
Prominent Button, details on request

Compliant

MP0045/1D1/Colour/Voltage MP0045/1D2/Colour/Voltage

Solder Tags

Ring

D.P.C.O. Momentary Action

3A, 250Vac

Red      Green    Amber      Blue
/RD       /GN        /AM        /BL

12Vdc    220Vdc
/012       /220

50mΩ max. @ 1A, 2Vdc

>10³ MΩ @ 500Vac

>2.0kVac

–20°C to +55°C

200,000 (min)
30,000 (min)

12Nm

Nylon
Brass, Silver Plated
Stainless Steel (Polished)
Prominent Button, details on request

Compliant

Contact Layout

LED terminal
+

LED terminal
-
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Switches
Stainless Steel Illuminated Latching

Front Panel Mounting

Front Panel Mounting

MP0045/1E2

MP0045/1E1

Ring Illuminated
18mm bezel diameter
D.P.C.O.
3A, 250V ac
Red, Green, Amber or Blue
Illumination
Separate LED Terminals

Dot Illuminated
18mm bezel diameter
D.P.C.O.
3A, 250V ac
Red, Green, Amber or Blue
Illumination
Separate LED Terminals 

Specifications

Terminations:

Illumination:

Switching:

Max. Switch Rating:

LEDs
Colours
Part No.

Voltage
Part No.

Contact Resistance:

Insulation Resistance:

Dielectric Strength:

Operating Temp. Range:

Operations
Mechanical:
Electrical:

Rear Nut Fixing Torque:

Materials
Mouldings:
Tags:
Switch Body & Button:
Variants

RoHS

Solder Tags

Ring

D.P.C.O. Momentary Action

3A, 250Vac

Red      Green    Amber      Blue
/RD       /GN        /AM        /BL

12Vdc    220Vdc
/012       /220

50mΩ max. @ 1A, 2Vdc

>10³ MΩ @ 500Vac

>2.0kVac

–20°C to +55°C

200,000 (min)
30,000 (min)

12Nm

Nylon
Brass, Silver Plated
Stainless Steel (Polished)
Prominent Button, details on request

Compliant

MP0045/1E1/Colour/Voltage MP0045/1E2/Colour/Voltage

Solder Tags

Ring

D.P.C.O. Momentary Action

3A, 250Vac

Red      Green    Amber      Blue
/RD       /GN        /AM        /BL

12Vdc    220Vdc
/012       /220

50mΩ max. @ 1A, 2Vdc

>10³ MΩ @ 500Vac

>2.0kVac

–20°C to +55°C

200,000 (min)
30,000 (min)

12Nm

Nylon
Brass, Silver Plated
Stainless Steel (Polished)
Prominent Button, details on request

Compliant

Contact Layout

LED terminal
+

LED terminal
-
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Switches
Push Button

Front Panel Mounting

Rear Panel Mounting

Front Panel Mounting

MP0016

MP0012/1/Col

MP0012/Col

22mm diameter
Recessed Button
S.P. Push to Make
Screw Terminals
Brass, Chrome Plated Body,
Glass Filled Nylon Button

S.P. Push to Make
Solder Tags
1A, 28Vac/dc
Brass Nickel Plated Body,
Glass Filled Nylon Button

22mm diameter
Prominent Button
S.P. Push to Make
Screw Terminals
Brass, Chrome Plated Body,
Glass Filled Nylon Button

Specifications

Terminations:

Switching:

Max. Rating:

Contact Resistance:

Insulation Resistance:

Dielectric Strength:

Operating Temp. Range:

Operation Pressure (typ):

Materials
Moulding:
Body:

Contacts/Terms:

Variant

RoHS

Screw Terminals

S.P. Push to Make
Slow Momentary Action

0.25A. 250Vac, 1A. 110Vac,
2A. 12Vac/dc

<15mΩ

>10⁴ MΩ

>2.5kVac

–20°C to +85°C

9.18 newtons

Glass Filled Nylon Brass,
Brass, Chrome Plated

Brass, Silver Plated

Button Colour: Standard - Black,
/RD (Red)

Compliant

MP0012/Colour MP0012/1/Colour MP0016/Colour

Screw Terminals

S.P. Push to Make
Slow Momentary Action

0.25A. 250Vac, 1A. 110Vac,
2A. 12Vac/dc

<15mΩ

>10⁴ MΩ

>2.5kVac

–20°C to +85°C

9.18 newtons

Glass Filled Nylon Brass,
Brass, Chrome Plated

Brass, Silver Plated

Button Colour: Standard - Black,
/RD (Red)

Compliant

Solder Tags

S.P. Push to Make
Slow Momentary Action

1A 28Vac/dc (non-inductive)

<15mΩ

>10⁴ MΩ

>2.0kVac

–20°C to +85°C

6.22 newtons

Glass Filled Nylon Brass,
Brass, Chrome Plated

Brass, Silver Plated

Button Colour: Standard - Black,
/RD (Red)

Compliant
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Switches
Push Button

Front Panel Mounting

Switch Contact Operation

MP0022/Col

S.P. Push to Make
Solder Tags
Nylon Body & Button

Specifications

Terminations:

Switching:

Max. Rating:

Contact Resistance:

Insulation Resistance:

Dielectric Strength:

Operating Temp. Range:

Sealing:

Materials
Moulding:
Tags:
Body:

Contacts/Terms:

Variant

RoHS

Solder Tags

S.P. Push to Make
Slow Momentary Action

0.25A. 250Vac, 0.5A. 110Vac,
1A. 0.1 to 28Vac/dc

<15mΩ

>10⁴ MΩ

>2.5kVac

–20°C to +70°C

Nylon
Brass, Silver Plated
Nylon

Brass, Silver Plated

Button Colours: Standard - Black,
/WH (White) and /RD (Red).
/TERM - (Screw terminals)

Compliant

MP0022/Colour

NO NONC

S.P. Push to Make S.P.M.B S.P.C.O. D.P.C.O. D.P.M.B.




